
16 Series 
Pre-cut Sleeve 
Design for 4/0 
Cable Assembly

®

INDUSTRIAL GRADE

Features & Benefits
• Eliminates the time lost cutting cam sleeves to  
 size, saving labor costs for users and reducing  
 their potential downtime 

• Pre-cut for a user’s specific needs—ending 
 possible waste of a product that can occur 
 from errors in manual cutting

• Securely fits around  
 any type W 4/0 wire

• UV resistant Sleeves are  
 constructed from shatter and  
 crack proof thermoplastic  
 elastomer (TPV - Santoprene)

• Compatible with any competitive  
 UL compliant 16 series device

• High conductivity with positive,  
 vibration-proof connections

• Bulk-packed 25 in a carton with  
 contacts, sleeves and  
 assembly components 
 separated for 
 convenience

• Other colors available;  
 please contact your  
 Leviton sales person

16D33-4UE 
Assembly

Featuring 35kA SCCR rating
Operational temperature:  
-40 °F to 185 °F (-40 °C to 85 °C)

16D24-4UE 
Assembly



Ordering Information

Dimensions

Product Description Sleeve Color Male Plug Female Plug

16 Series Taper Nose Plugs  •  Double Set Screw Termination 
Max Ampacity: 400 A  •  Voltage: 600 VAC/DC 
Cable Size: Pre-cut to Fit 4/0  •  Quantity: Bulk Pack of 25 
UL/CSA 1691 Listed

Black 16D24-4UE 16D33-4UE

Leviton Manufacturing Co., Inc.
201 N Service Rd, Melville, NY  11747
Telephone: 1-800-323-8920 • FAX: 1-800-832-9538  
Tech Line: 1-800-824-3005 (M-F 8AM-10PM; Sat 9AM-7PM; Sun 9AM-5PM)
© 2023 Leviton Manufacturing Co., Inc. All rights reserved. 070523Q-1487

Visit our Website at: 
leviton.com/rhinohide   
email: industrial@leviton.com
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