
Network Solutions
Global carbon-neutral manufacturer of innovative 
end-to-end network infrastructure

2025–2026 Catalog
North America

2
0

2
5

–2
0

2
6

 C
atalo

g
 

 N
o

rth
 A

m
e

rica	
Levito

n
.co

m
/N

S



WITH LEVITON NETWORK SOLUTIONS, YOU GET 
a carbon neutral, customer-focused, single-source global manufacturer of 

innovative end-to-end cabling systems. Our time-tested, flexible solutions 

are held to the highest standards of quality and performance, delivering the 

maximum return on your infrastructure investment. We are:

CUSTOMER-FOCUSED 
Known for our seamless support, with 

responsive customer service teams 

and technical experts only a call away.

GLOBAL MANUFACTURER 
Capacity for redundant operations, 

ensuring product is always available.

END-TO-END 
A single-source manufacturer for fiber 

and copper cabling systems; we make all 

components in house, constantly innovating 

on system performance and quality.
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HOUSINGS & WALLPLATES | Telephone & Video Wallplates

STANDARD TELEPHONE & VIDEO WALLPLATES

DESCRIPTION WHITE LT. ALMOND IVORY BROWN

[A] Wall Jack, 6P4C 40249-00W 40249-00T 40249-00I —

[B] Wall Jack, 6P4C + 6P4C 40244-00W 40244-00T 40244-00I —

[C] Wall Jack, 6P4C + F-connector 40259-00W 40259-00T 40259-00I —

[D] Wall Jack, F-connector, nylon 80781-00W 80781-00T 80781-00I —

[E] Wall Jack, F-connector + F-connector 80782-00W 80782-00T 80782-00I —

Wall Jack, 6P6C 40238-00W — — —

Wall Jack, 6P6C + F-connector 40258-00W — — —

MIDWAY TELEPHONE & VIDEO WALLPLATES (NYLON)

[F] Wall Jack, 6P4C 40539-PMW 40539-PMT 40539-PMI 40539-PMB

[G] Wall Jack, 6P4C + F-connector 40539-CMW 40539-CMT 40539-CMI 40539-CMB

[H] Wall Jack, F-connector 40539-0MW 40539-0MT 40539-0MI 40539-0MB

WALL-PHONE JACK WALLPLATES - 110-STYLE 
DESCRIPTION WHITE LT. ALMOND IVORY STAINLESS

[I] Wall-Phone Jack, 6P4C quick-connect, plastic with metal base 40253-00W 40253-00T 40253-00I —

[J] Wall-Phone Jack, 6P4C quick-connect, stainless with metal base — — — 40223-00S

WALL-PHONE JACK WALLPLATES - SCREW TERMINAL

[K] Wall-Phone Jack, 6P4C screw terminal, plastic with metal base 40257-00W — 40257-00I —

[L] Wall-Phone Jack, 6P4C screw terminal, plastic with plastic base 40214-00W 40214-00T 40214-00I —

Wall-Phone Jack, 6P6C screw terminal, stainless with metal base — — — 40226-00S

TELEPHONE & VIDEO WALLPLATES
•	 Provide quick at-the-wall connections for RJ-11 telephone  

and F-connection video applications

•	 High-quality ABS plastic or nylon, which provides superior resistance  
to impacts, chemicals, and solvents as compared to other plastics

•	 Midway size wallplates hide irregular drywall cuts

•	 cULus Listed, fire-retardant material rated UL 94V-0

G HF

TELEPHONE WALL-PHONE JACKS
•	 Screw terminal or quick-connect 

termination options

•	 Quick-connect products include 
plastic punchdown tool

I J K L
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HOUSINGS & WALLPLATES | Round Telephone Inserts & Surface-Mount Boxes

ROUND TELEPHONE INSERTS

DESCRIPTION WHITE LT. ALMOND IVORY

[A] Round Insert, 6P4C, 110 termination — — 41054-IDD

[B] Round Insert, 6P4C, screw terminal — — 40201-00I

SURFACE-MOUNT TELEPHONE BOXES 

Surface-Mount Box, 6P4C, screw terminal 4625A-24W — 4625A-24I

Surface-Mount Box, 6P6C, screw terminal 4625A-26W — 4625A-26I

[C] Surface-Mount Box, 8P8C, screw terminal 40278-00W — 40278-00I

Surface-Mount Box, 8P8C with shorting bar, screw terminal, RJ-31X — 40278-SBT 40278-SBI

QUICKPORT FLOOR BOX ASSEMBLY WITH INSERT, BRASS PLATE & SCREW CAP

DESCRIPTION PART NO.

Floor Box Assembly, one F-connector coupler, one blank module 41650-00F

Floor Box Assembly, one 6P6C jack, one blank module 41650-006

Floor Box Assembly, two port, includes one blank module 41652-000

[D] Floor Box Assembly, two 6P6C jacks 41652-006

Floor Box Assembly, one 6P6C jacks, one F-connector coupler 41652-06F

Replacement Floor Box Assembly Cap (use with 4165x plates) 05249-CAP

White Light 
Almond

Ivory Gray Brown

BA

ROUND TELEPHONE INSERTS & SURFACE-MOUNT BOXES
•	 Round inserts available with screw terminal or 110-style termination

•	 See page C14 for wallplates with round openings

•	 Surface-mount boxes feature 4-, 6-, and 8-conductor screw  
terminal connections

•	 Shorting bar option for use with monitored home security systems

DC

QUICKPORT™ FLOOR BOX ASSEMBLIES 
•	 Combine voice, data, and AV couplers and 

jacks in convenient in-floor locations

•	 Floor box assemblies are sold as complete kits 
only; floor box not included

•	 Inserts and connectors are ivory

C16LEVITON.COM/NSLEVITON.COM/NS 
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MULTIMEDIA OUTLET SYSTEM (MOS) SURFACE-MOUNT BOX AND WALLPLATE HOUSINGS

DESCRIPTION WHITE LT. ALMOND IVORY GRAY BLACK STAINLESS

[A] Single-Gang Wallplate 41290-SMW 41290-SMT 41290-SMI 41290-SMG 41290-SME 41290-SMS

[B] Dual-Gang Wallplate 41290-DMW 41290-DMT — — — 41290-DMS

[C] Three-Gang Wallplate — — — — — 41290-TMS

[D]
Surface-Mount Box, 
3-unit with fiber storage*

41296-MMW — 41296-MMI — 41296-MME —

[E] Surface-Mount Housing, 
holds one 1-unit-high module 4M089-1WM 4M089-1IM 4M089-1TM 4M089-1GM 4M089-1EM —

[F] Dual-gang Fiber Storage/Spacer Ring 41290-DRW — 41290-DRI 41290-DRG 41290-DRE —

[G] Decora™ Insert, 
holds one 1-unit-high module 41649-00W — — — 41649-00E —

* = Surface-Mount Box is not compatible with 41295-Vxx, and 41295-HDx.

HOUSINGS & WALLPLATES | Multimedia Outlet System (MOS)

A B D F G

MULTIMEDIA OUTLET SYSTEM (MOS) AV CONNECTOR MODULES (All modules are 1 unit high unless noted otherwise)

DESCRIPTION WHITE LT. ALMOND IVORY GRAY BLACK

[H] VGA PC Module, 110-style termination^ 41295-VPW 41295-VPT 41295-VPI 41295-VPG —

[I] VGA Monitor Module, 110-style termination^ 41295-VMW 41295-VMT 41295-VMI 41295-VMG —

[J] VGA/HD15 Module, screw terminal 41295-HDW — 41295-HDI — —

[K] VGA/HD15 Module, coupler 41293-HDW 41293-HDT 41293-HDI 41293-HDG 41293-HDE

VGA/HD15 Module, empty 41291-DBW — — 41291-DBG —

[L] 3-Port RCA Module (red, black, yellow), coupler 41292-3RW 41292-3RT — — 41292-3RE

[M] 3-Port RCA Module (red, green, blue), coupler 41292-3DW 41292-3DT — — 41292-3DE

[N] HDMI Module, coupler 41290-HDW 41290-HDT 41290-HDI 41290-HDG 41290-HDE

[O] speakON Jack, 4-pole, screw terminal* — — — — 41297-SP4

[P] XLR Jack, 3-pole, screw terminal* — — — — 41297-XL3
^ = 110-Style VGA modules require both PC and Monitor modules used in pairs to operate. This applies to H and I only.
* = 1.5 units high. speakON® and XLR Jacks must be installed in 1.5 unit high MOS Passthrough Module (41297-2Px).

H I J

EC
Plenum Rated

MULTIMEDIA OUTLET SYSTEM (MOS) BOX AND WALLPLATE HOUSINGS

MULTIMEDIA OUTLET SYSTEM (MOS) AV CONNECTOR MODULES
•	 VGA, RCA, and HDMI® options in 1-unit-high MOS modules

•	 speakON® and XLR Jacks install in 1.5-unit-high MOS passthrough module (41297-2PX)

•	 MOS Surface-Mount Housings accept AV, copper, 
and fiber MOS modules

•	 Front-load installation ensures simple moves, adds, 
and changes

•	 Surface-Mount Box accepts 3 modules (1 unit high only)

•	 Wallplates accept 3-units-high per gang

•	 Surface-Mount Housing accepts one 1-unit-high module 
and is suitable for use in air handling (plenum) spaces

K L M N O P
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HOUSINGS & WALLPLATES | Multimedia Outlet System (MOS)

MOS FIBER MODULES

DESCRIPTION WHITE IVORY GRAY BLACK

[A] 1 Duplex SC, zirconia ceramic, SM/MM, blue, (1 unit high) 41291-2CW 41291-2CI — 41291-2CE

[B] 1 Duplex SC, zirconia ceramic, SM/MM, blue, 45˚ exit (1.5 units high)* 41294-2CW 41294-2CI 41294-2CG 41294-2CE

[C] 1 Duplex SC, zirconia ceramic, SM/MM, blue, 45˚ exit (2 units high)* 41292-2CW 41292-2CI 41292-2CG 41292-2CE

[D] 2 Duplex SC, zirconia ceramic, SM/MM, blue, 45˚ exit (3 units high)* 41293-4CW 41293-4CI 41293-4CG —

1 Duplex ST, zirconia ceramic, SM, (1 unit high) 41291-ZTW 41291-ZTI — 41291-ZTE

[E] 1 Duplex ST, phosphor bronze, MM, (1 unit high) 41291-2TW — — 41291-2TE

* = Angled fiber connectors must be installed in lower 2RU of MOS wallplates

White Lt. 
Almond

Ivory Gray Black

DCBA E

MOS ADAPTERS & BLANK MODULES

DESCRIPTION WHITE LT. ALMOND IVORY GRAY BLACK

[F] 1-Port QUICKPORT Module (1 unit high) 41291-1MW 41291-1MT 41291-1MI 41291-1MG 41291-1ME

[G] 2-Port QUICKPORT Module (1 unit high) 41291-2QW 41291-2QT 41291-2QI 41291-2QG 41291-2QE

[H] 2-Port 45˚ Exit Angled QUICKPORT Module (1.5 units high) 41294-2QW 41294-2QT 41294-2QI 41294-2QG 41294-2QE

[I] Passthrough Module (1.5 units high) 41297-2PW 41297-2PT 41297-2PI 41297-2PG 41297-2PE

[J] Blank Module (0.5 unit high) 41295-5BW 41295-5BT 41295-5BI 41295-5BG 41295-5BE

[K] Blank Module (1 unit high) 41291-1BW 41291-1BT 41291-1BI 41291-1BG 41291-1BE

[L] Blank Module (1.5 units high) 41294-2BW — — — 41294-2BE

[M] Blank Module (2 units high) 41292-2BW — — — 41292-2BE

F G H J K L MI

MULTIMEDIA OUTLET SYSTEM FIBER MODULES
•	 Duplex SC and ST single-mode and multimode options

•	 Modules available in 1, 1.5, 2, and 3 units high

MULTIMEDIA OUTLET SYSTEM ADAPTERS & BLANK MODULES
•	 QUICKPORT™ modules allow for a combination of QUICKPORT category-rated jacks and AV or fiber adapters

•	 Blank modules create a finished look when building extra capacity for future growth

•	 Passthrough module accepts speakON® (41297-SP4) and XLR Jacks (41297-XL3)

For multimode SC adapters in beige, blue, 
or aqua housing, contact Customer Service.
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CABLE MANAGEMENT



SECTION D CONTENTS

D3 VERSI-DUCT™ Cable 
Management System

D5 VERSI-DUCT Vertical and 
Horizontal Management

D7 Horizontal Cable Managers

D8 Rear Cable Managers,  
Blanks & Transitional Covers

D9 Rings & Brackets

D10 VELCRO® Brand Cable Fasteners 
& Storage Rings

D11 Zone Enclosures & Accessories
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VERSI-DUCT CABLE MANAGEMENT SYSTEM
•	 Innovative system for copper and fiber installations fits on any standard equipment rack 

•	 Available accessories enable a wide range of configurations

VERSI-DUCT 8" CHANNEL CABLE MANAGEMENT 
•	 Ideal for today’s large-scale deployments and Cat 6A installations with typical larger-diameter cable

•	 80-inch channel ships in two 40-inch pieces for easier handling and installation

•	 Channels available with standard black cover

•	 Designer cover (gray) available as an accessory

•	 Channels include mounting bracket kit and two covers, one slack-loop organizer,  
and one cable retainer, per 80-inch side (front or front/rear)

•	 Covers feature integrated dual-hinge for easy accessibility

•	 Channels can be side- or center-mounted for better space utilization

•	 Large finger-passthrough space aligns with rack units

VERSI-DUCT 8" CHANNEL VERTICAL CABLE MANAGEMENT & ACCESSORIES

DESCRIPTION FRONT ONLY FRONT & REAR

Vertical 80" Length, 8" W x 8" D channel, standard black cover, hinged [A] 8980L-VFO* [B] 8980L-VFR

Vertical 40" Cover, 8" W, black (set of 4) — 8940L-SRC

Vertical 40" Designer Cover, 8" W, gray (set of 2) — 89265-8DC

Vertical Center Mounting Bracket, 8" W channel (bag of 4) — 89265-BKT

Vertical Cable Retainer, 8" W channel (bag of 6) — [C] 89265-WR1

Vertical Slack Loop Organizer, 8" W channel (package of 2) — [D] 89265-SL1

* = Rear retrofit not available.

CABLE MANAGEMENT | VERSI-DUCT™ Cable Management System

A 
40" length shown with 

designer cover accessory

B 
40" length shown with 

designer cover accessory

C

D
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CABLE MANAGEMENT | VERSI-DUCT™ Cable Management System

8" VERSI-DUCT CAPACITY CHART
Use the table below to determine the maximum recommended cable capacity for common cable/cord diameters. 

For patch cords (front channel), plan for an initial fill not to exceed 25% and a maximum practical fill not to exceed 30%. 

For cable (rear channel), plan for an initial fill of 25% not to exceed 35%. Cable/cord bundling straps, retainers, and 

slack organizers used within the channel sections will reduce available fill capacity. For details on Maximum Cable Fill 

Ratios in Leviton Cable Managers, review our Application Note posted at Leviton.com/Versiduct. 

R
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R
 C
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Y

CHANNEL CROSS-SECTIONAL AREA REAR-CHANNEL, COMMON CABLE OUTER DIAMETERS
25% INITIAL FILL

FEATURE USABLE DEPTH  
W x D (MM)

AREA  
(MM2)

7.2 MM 7.0 MM 6.7 MM 6.15 MM 5.8 MM

8" Channel 200 x 175 35,000 214 227 248 295 331

Finger Spacing* 25.4 x 139.7 3,548 21 23 25 29 33

CHANNEL CROSS-SECTIONAL AREA
REAR-CHANNEL, COMMON CABLE OUTER DIAMETERS
35% PRACTICAL MAXIMUM FILL

FEATURE USABLE DEPTH  
W x D (MM)

AREA  
(MM2)

7.2 MM 7.0 MM 6.7 MM 6.15 MM 5.8 MM

8" Channel 200 x 175 35,000 300 318 347 413 463

Finger Spacing* 25.4 x 139.7 3,548 30 32 35 41 46

* Finger spacing may be expanded, fingers are designed to break off to accommodate larger bundles as needed. Note, the "hinge" fingers are not designed to break off.
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CHANNEL CROSS-SECTIONAL AREA FRONT-CHANNEL, COMMON CORD OUTER DIAMETERS
25% INITIAL FILL

FEATURE USABLE DEPTH  
W x D (MM)

AREA  
(MM2)

6.0 MM 5.6 MM 4.7 MM 3.8 MM

8" Channel 200 x 175 35,000 309 358 505 774

Finger Spacing* 25.4 x 139.7 3,548 31 36 51 78

Round Feed-Through 75 dia. 4,516 39 46 65 99

Oval Feed-Through N/A 7,903 69 80 114 174

CHANNEL CROSS-SECTIONAL AREA
FRONT-CHANNEL, COMMON CORD OUTER DIAMETERS
30% PRACTICAL MAXIMUM FILL

FEATURE USABLE DEPTH  
W x D (MM)

AREA  
(MM2)

6.0 MM 5.6 MM 4.7 MM 3.8 MM

8" Channel 200 x 175 35,000 370 430 606 929

Finger Spacing* 25.4 x 139.7 3,548 37 43 61 93

Round Feed-Through 75 dia. 4,516 47 55 78 119

Oval Feed-Through 120 x 66 7,903 83 96 136 209

* Finger spacing may be expanded, fingers are designed to break off to accommodate larger bundles as needed. Note, the "hinge" fingers are not designed to break off.
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CABLE MANAGEMENT | VERSI-DUCT™ Vertical & Horizontal Management

VERSI-DUCT 5" CHANNEL VERTICAL CABLE MANAGEMENT & ACCESSORIES

DESCRIPTION FRONT ONLY FRONT & REAR

Vertical 80" Length, 5" W x 4" D channel,  
standard snap-on black cover (included)

4980L-VFO* 4980L-VFR

Vertical 40" Length, 5" W x 4" D channel,  
standard snap-on black cover (included)

[A] 4940L-VFO* [B] 4940L-VFR

Vertical 40" Cover, 5" channel, snap-on, black (set of 4) — 4940L-SRC

Vertical 40" Designer Cover, 5" channel, snap-on, gray (set of 2) — [C] 59265-5DC

Vertical Center Mounting Bracket, 5" channel (set of 2) — [D] 49265-BKT

VERSI-DUCT Slack Loop Organizer (set of 2) — 49265-SL1

VERSI-DUCT Slack Loop Organizer, extended (set of 2) — 49265-SL2

VERSI-DUCT HORIZONTAL CABLE MANAGEMENT & ACCESSORIES

Horizontal Manager, 2RU, 3" W x 3" D front, 2" W x 4" D rear^, with cover [E] 492RU-HFO [F] 492RU-HFR

Horizontal Manager, 1RU, 1.5" W x 3" D front, 1.5" W x 4" D rear^, with cover [G] 491RU-HFO [H] 491RU-HFR

Horizontal Designer Cover, 2RU, snap-on, gray — [I] 49265-DC2

Horizontal Designer Cover, 1RU, snap-on, gray — 49265-DC1

Cable Retainer (10 per package) — [J] 49265-WR1†

Cover Hinge (4 per package) — [K] 49265-HNG†

* = Rear retrofit not available. 
^ = Bend radius clips included. 
† = Also compatible with 5" Vertical Managers.

Mount the Slack Loop Organizer on the 
duct fingers to manage excess cables.

VERSI-DUCT 5" CHANNEL  
CABLE MANAGEMENT 
•	 80-inch channel ships in two 40-inch 

pieces for easier handling and installation

•	 Interlocking tabs maintain flush  
channel alignment

•	 Finger spacing aligns with rack units

VERSI-DUCT HORIZONTAL  
CABLE MANAGEMENT 
•	 Fits all standard 19-inch racks

•	 Includes bend-radius-compliant clips

•	 Finger spacing aligns with patch panel port 
openings to better manage patch cords

E, FD

A, B C G, H J, KI
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CABLE MANAGEMENT | VERSI-DUCT™ Vertical & Horizontal Management

5" VERSI-DUCT CAPACITY CHART
Use the table below to determine the maximum recommended cable capacity for common cable/cord diameters. 

For patch cords (front channel), plan for an initial fill not to exceed 25% and a maximum practical fill not to exceed 30%. 

For cable (rear channel), plan for an initial fill of 25% not to exceed 35%. Cable/cord bundling straps, retainers, and 

slack organizers used within the channel sections will reduce available fill capacity. For details on Maximum Cable Fill 

Ratios in Leviton Cable Managers, review our Application Note posted at Leviton.com/Versiduct. 
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CHANNEL CROSS-SECTIONAL AREA REAR-CHANNEL, COMMON CABLE OUTER DIAMETERS
25% INITIAL FILL

FEATURE USABLE DEPTH  
W x D (MM)

AREA  
(MM2)

7.2 MM 7.0 MM 6.7 MM 6.15 MM 5.8 MM

5" Channel 120 x 99 11,880 72 77 84 100 112

Finger Spacing* 25.4 x 76.2 1,935 11 12 13 16 18

CHANNEL CROSS-SECTIONAL AREA
REAR-CHANNEL, COMMON CABLE OUTER DIAMETERS
35% PRACTICAL MAXIMUM FILL

FEATURE USABLE DEPTH  
W x D (MM)

AREA  
(MM2)

7.2 MM 7.0 MM 6.7 MM 6.15 MM 5.8 MM

5" Channel 120 x 99 11,880 101 108 117 140 157

Finger Spacing* 25.4 x 139.7 1,935 16 17 18 22 25

* Finger spacing may be expanded, fingers are designed to break off to accommodate larger bundles as needed.
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CHANNEL CROSS-SECTIONAL AREA FRONT-CHANNEL, COMMON CORD OUTER DIAMETERS
25% INITIAL FILL

FEATURE USABLE DEPTH  
W x D (MM)

AREA  
(MM2)

6.0 MM 5.6 MM 4.7 MM 3.8 MM

5" Channel 120 x 99 11,880 104 121 171 262

Finger Spacing* 25.4 x 76.2 1,935 17 19 27 42

Feed-Through 25.4 x 89 2,096 18 21 30 46

CHANNEL CROSS-SECTIONAL AREA
FRONT-CHANNEL, COMMON CORD OUTER DIAMETERS
30% PRACTICAL MAXIMUM FILL

FEATURE USABLE DEPTH  
W x D (MM)

AREA  
(MM2)

6.0 MM 5.6 MM 4.7 MM 3.8 MM

5" Channel 120 x 99 11,880 125 145 205 315

Finger Spacing* 25.4 x 76.2 1,935 20 23 33 51

Feed-Through 25.4 x 89 2,096 22 25 36 55

* Finger spacing may be expanded, fingers are designed to break off to accommodate larger bundles as needed.
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CABLE MANAGEMENT | Horizontal Cable Managers

E, F

HORIZONTAL CABLE MANAGERS 
•	 All mount to standard 19-inch racks and cabinets

•	 4RU manager includes a shelf to support patch cords 

•	 Horizontal managers support transition to vertical management

HORIZONTAL CABLE MANAGERS

DESCRIPTION FLAT  ANGLED

Horizontal, 1RU, 4" (10.2 cm) metal rings [A] 49253-LPM —

Horizontal, 1RU, 2" (10.2 cm) metal rings [B] 49254-LPM

Horizontal, 2RU, 4" (10.2 cm) metal rings 49253-BCM —

Horizontal, 2RU, 2" (10.2 cm) metal rings 49253-2CM 49254-BCM

Horizontal, 4RU, 4" (10.2 cm) metal rings [C] 49253-4CM —

Horizontal, 1RU, 6" (15.2 cm) metal rings 49253-6PM —

Horizontal, 2RU, 6" (15.2 cm) metal rings [D] 49253-6MR —

Horizontal Cable Manager Cover, 1RU [E] 49253-1CV —

Horizontal Cable Manager Cover, 2RU [F] 49253-2CV —

Front and Rear Horizontal Cable Manager, 2RU [G] 49252-PCM —

A, B C D

G
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CABLE MANAGEMENT | Rear Cable Managers, Blanks & Transitional Covers

REAR CABLE MANAGEMENT BARS AND CLIP
•	 Standard Flat Cable Management Bar attaches to patch panel

•	 Cable Management Clip snaps onto the standard Cable 
Management Bar to secure discrete cables with no ties or wraps

•	 Angled bars attach to rack

•	 High-Density Cable Management Bar supports heavy loads  
of cable and mounts on front or rear of rack

•	 e2XHD Rear Cable Manager for flat panel attaches to rack, 
includes rings to help manage and route incoming fiber cables

•	 e2XHD Rear Cable for angled panel attaches to rear of e2XHD 
angled panels or HDX and UHDX flat or angled panels

BLANK PANEL INSERTS 
•	 Provide a seamless look and designate rack space 

for future expansion

TRANSITIONAL COVER 
•	 Provides clean, aesthetic transition from angled  

patch panels to flat equipment

•	 Improves thermal management

 
PANEL EXTENSION KIT 
•	 Supports mounting of rack-mounted rear 

managers onto flat 4-post rack or cabinet rails

REAR CABLE MANAGEMENT BARS AND CLIP

DESCRIPTION FLAT ANGLED

Standard Cable Management Bar [A] 49005-CMB [B] 49006-AMB

Cable Management Clip (attaches to 49005-CMB) [C] 49005-CMC —

High-Density Cable Management Bar, 1RU 49005-DMB —

Rack-Mounted Rear Cable Management Bar [D] 49006-RMB —

e2XHD Rear Cable Manager, with cable management rings (four 1/4" rings) [E] E2X1F-CMB E2XHD-CMB

Tie Wrap Bar, 1" H x 1.5" D [F] 49258-TWB

PANEL EXTENSION KIT

DESCRIPTION 1RU 2RU

Panel Extension Kit E2X1F-BKT  E2X2F-BKT

BLANK PANEL INSERTS

DESCRIPTION FLAT ANGLED

Blank Panel, 1RU 49254-BP1 49254-BA1

Blank Panel, 2RU 49254-BP2 49254-BA2

Blank Panel, 4RU 49254-BP4 —

TRANSITIONAL COVER

Transitional Cover, 1RU — 49254-BC1

B CA

D FE
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CABLE MANAGEMENT | Rings & Brackets

0RU PATCH CORD MANAGER
•	 Mounts on side of Leviton 1RU flush-mount enclosures and flat or angled panels

•	 Rigid fingers with cable retention feature to organize and protect cords 

CABLE MANAGEMENT RINGS
•	 Vertical Management Rings are an open ring solution that can be installed in tight spaces and smaller deployments

•	 Vertical Transition Rings are used for vertical and horizontal cable management and are compatible with flat 
and angled panels 

HINGED WALL-MOUNT BRACKETS
•	 Designed for installations where space is constrained and racks are not used

•	 Six-inch deep brackets allow for proper cable management

ED

A B, C

0RU PATCH CORD MANAGER

DESCRIPTION PART NO.

[A] 0RU Patch Cord Manager (bag of 2) 5RCMT-VFG

CABLE MANAGEMENT RINGS

[B] 3" Vertical Management Rings 49260-MR3

[C] 6" Vertical Management Rings 49260-MR6

[D] Vertical Transition Rings for Angled Panels, 2RU 49262-HR1

HINGED WALL-MOUNT BRACKETS

[E] Hinged Wall-Mount Bracket, 2RU, 6" depth 49251-W62

Hinged Wall-Mount Bracket, 3RU, 6" depth 49251-W63

Hinged Wall-Mount Bracket, 4RU, 6" depth 49251-W64
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VELCRO® BRAND TIE WRAPS
•	 0.5-inch width

•	 Slot helps secure fastening without overtightening

VELCRO® BRAND WRAPS – BULK ROLLS
•	 0.5-inch width

•	 Cut to desired length

•	 SoftCinch Lite Roll is constructed from a thinner material 
for smaller bundles and easier handling

VELCRO® BRAND STORAGE RINGS
•	 For inside and outside plant

•	 Ensures copper and fiber optic bend radius; loops included

CABLE MANAGEMENT | 
VELCRO® Brand Cable Fasteners & Storage Rings 

F H

VELCRO® BRAND CABLE FASTENERS 

DESCRIPTION BLACK BLUE YELLOW ORANGE MAROON
(PLENUM RATED)

[A] Tie Wrap, 5" (25 units per roll) 43105-005 — — — —

[B] Tie Wrap, 8" (25 units per roll) 43108-008 — — — —

[C] Tie Wrap, 12" (25 units per roll) 43112-012 — — — —

[D] Bulk Roll, 15' 43115-015 — — — —

[E] Bulk Roll, 75' 43115-075 43115-75L 43115-75Y 43115-75O 43115-75P

[F] Bulk Roll, 600' 43115-600 — — — —

[G] SoftCinch Lite Roll, 75' 4S115-75E — — — —

VELCRO® BRAND STORAGE RINGS 

DESCRIPTION PART NO.

[H] Storage Ring, inside plant, 11.75" diameter 48900-IFR

Storage Ring, outside plant, 24" diameter 48900-OFR

Black MaroonOrangeYellowBlue

A-C

G

Maroon products have been tested to UL 2043 
and are suitable for use in air handling (plenum) 
spaces per NEC 300-22(C)(D).

D, E
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ACTIVE ZONE ENCLOSURES 
•	 Provides flexible consolidation point in drop ceilings

•	 Plenum-rated and includes fire-rated foam sealing kits

•	 Use as a telecom enclosure (TE) for cabling flexibility	

•	 Installs flush with drop ceiling

•	 Fully hinged drop-down door supports installed equipment and opens to face technician

•	 Mounts into standard 2' x 2' and 2' x 4' ceiling tiles

•	 Active enclosures include AC power back box (receptacle not included) and venting for active equipment

•	 Supports active rack-mount equipment up to 15" deep

CABLE MANAGEMENT | Zone Enclosures & Accessories > Active

BA

ACTIVE ZONE ENCLOSURES

DESCRIPTION PART NO.

[A] Active Ceiling Enclosure, 2' x 2', 2RU active and 5RU passive space Z1000-AC2

[B] Active Ceiling Enclosure, 2' x 4', 4RU active and 10RU passive space Z1000-AC4

ZONE ENCLOSURE ACCESSORIES

[C] Lock Kit for Ceiling Zone Enclosures Z1000-LOK

Replacement Keys for Zone Enclosure Lock Kit Z1000-KEY

[D] Foam Kit for Zone Enclosures Z1000-FM1

C

DB
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PASSIVE ZONE ENCLOSURES 
•	 Ceiling Enclosure provides 5RU (Rack Units) for mounting patch panels or cable management

•	 Ceiling Enclosure mounts flush in 2' x 2' ceiling tile space

•	 Raised-Floor Enclosure provides two 4RU brackets (8RU total)

•	 Raised-Floor Enclosure installs into 8" or higher raised floors. The floor tile serves as the enclosure cover.

•	 Provide flexible consolidation points in ceiling or floor

•	 Plenum-rated, suitable for air-handling spaces

•	 Use as a telecom enclosure (TE) for cabling flexibility

•	 Low Profile Zone Box is 1.75" high, allowing efficient installation under low profile access floors, in furniture, 
above ceilings, and on walls, stackable to support applications beyond 24 ports; accepts all QUICKPORT™ connectivity

CABLE MANAGEMENT | Zone Enclosures & Accessories > Passive 

A

PASSIVE ZONE ENCLOSURES

DESCRIPTION PART NO.

[A] Passive Raised-Floor Enclosure, 8" depth, 8RU passive space Z1000-PF2

[B] Passive Ceiling Enclosure, 2' x 2', 5RU passive space Z1000-PC2

[C] 24-Port Low Profile Zone Box 49225-24E

ZONE ENCLOSURE ACCESSORIES

Lock Kit for Ceiling Zone Enclosures Z1000-LOK

Replacement Keys for Zone Enclosure Lock Kit Z1000-KEY

Foam Kit for Zone Enclosures Z1000-FM1

B C
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AV SOLUTIONS | Signal Extension

AUTOSWITCHING & 8-BUTTON CONTROL PANEL WALLPLATES
•	 Autoswitching HDBaseT™ Extender Wallplate connects, switches, and extends HDMI® and VGA signals

•	 Extends signals up to 70 m (230 ft) over a single category cable

•	 Uses certified HDBaseT technology for a complete professional plug-and-play installation.

•	 PoH (Power over HDBaseT) powered from the receiver at the display end

•	 Autoswitching Extender accepts any Decora™ dual-gang wallplate (sold separately, see page C11)

•	 Optional 8-button Control Panel has pre-configured buttons for display or projector on/off, volume up/down,  
and source selection

•	 8-button Control Panel powered by, and communicates with, the Autoswitching Wallplate via category cable

AUTOSWITCHING HDBASET EXTENDER WALLPLATE & 8-BUTTON CONTROL PANEL

DESCRIPTION PART NO.

[A] Autoswitching HDBaseT Extender Wallplate 41920-HRC

[B] 8-Button Control Panel 41920-CP8

BADecora™ Wallplate Sold Separately
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AV SOLUTIONS | Signal Extension

A B

HDBASET™ EXTENDER TRANSMITTERS & RECEIVERS
•	 HDBaseT twisted-pair extenders deliver HDMI®, Ethernet, IR, and RS232 signals

•	 Class A Extenders (41910-HTE) deliver 328 ft (100 m) transmission for HDMI, Ethernet, bi-directional IR, RS232

•	 Class B Receiver (41910-HTR) pairs with Autoswitching HDBaseT Extender Wallplate to deliver 230 ft (70 m) transmission 
for HDMI, IR, RS232

•	 Support key features of HDMI 1.4, including 3D and 4K x 2K, CEC pass through and HDCP compatible

•	 Locking power supply and HDMI cable connectors

•	 PoH (Power over HDBaseT) power from only one side of the channel

•	 Power supply, RS-232 cables, and mounting brackets included

•	 Compact metal housing for mounting with flatscreen displays

•	 Plenum rated

IR EMITTER & RECEIVER KITS
•	 Kit works with Leviton HDBaseT Transmitters and Receivers

•	 IR Y-Cable and Emitter Kit pairs with third party IR Receivers to allow for IR control of two devices

HDBASET EXTENDER TRANSMITTERS & RECEIVERS

[A] HDBaseT Extender, Transmitter and Receiver, 100 m 41910-HTE

[B] HDBaseT Extender, Receiver only, 70 m 41910-HTR

IR Y-Cable and Emitter Kit* 41920-YIR

* = These kits are not compatible with the audio amplifier infrared remote control kit.

Receiver

Transmitter

Receiver
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AV SOLUTIONS | Signal Extension

4/8 OHM MIXING AUDIO AMPLIFIER
•	 2 X 20 W stereo, 1 X 40W bridge mono, 

and 2 X 20 W dual mono

•	 Three inputs: Two stereo audio and one balanced mic

•	 Mic input supports 48V phantom power

•	 Volume, bass, treble, and mute controls

•	 Plenum rated

INFRARED REMOTE CONTROL KIT
•	 Controls Mixing Audio Amplifiers

•	 Includes a remote control and IR target

•	 A kit is also available that includes only the IR target

USB EXTENDERS
•	 Plug-and-play extenders reach up to 328 ft (USB 2.0) 

and 164 ft (USB 1.1) over a single category cable

•	 USB 2.0 Extender includes transmitter, 2-port receiver, 
power supply, 6 ft (2 m) cable, mounting brackets

•	 USB 1.1 Extender includes transmitter with attached 
1 ft (0.3 m) cable and receiver

•	 2.0 Extender supports USB 480 Mb/s and also connects 
to USB 3.x devices; 1.1 Extender supports USB 12 Mb/s

VGA EXTENDER TRANSMITTER & RECEIVER

DESCRIPTION PART NO.

[A] VGA Extender Transmitter and Receiver, 100 m 41910-V01

MIXING AUDIO AMPLIFIERS

[B] 70 Volt Mixing Audio Amplifier 41920-A70

[C] 4/8 Ohm Stereo Mixing Audio Amplifier 41920-A01

AMPLIFIER INFRARED REMOTE CONTROL KITS

[D] Amplifier Infrared Remote Control Kit, Remote and Target* 41920-AIR

[E] Amplifier IR Target Only* 41920-IRT

USB EXTENDERS

[F] USB 2.0 Extender, 100 m 41910-U2B

[G] USB 1.1 Extender, 50 m 41910-U11

* = These kits are not compatible with the HDBaseT™ IR Emitter and Receiver Kits.

VGA EXTENDER TRANSMITTER & RECEIVER
•	 Extends distance between AV source and display 

up to 328 ft (100 m) over one category cable

•	 Screen resolutions include: 
1920 x 1200 @ 60 Hz (30 meters) 
1600 x 1200 @ 60 Hz (100 meters)

•	 Adjustable Gain Control lets you manually adjust 
signal strength to compensate for distance

•	 Audio enabled (mono)

•	 No external power supply needed for transmitter

•	 Receiver powered either by included USB power  
cable or DC adapter

•	 Convenient docking on the display device

•	 Plenum rated

70 VOLT MIXING AUDIO AMPLIFIER
•	 40 W mono output, 70V or 100V constant voltage

•	 Three inputs: two stereo audio and one balanced mic, 
which support EQ control and mic mixing

•	 Mic input supports 48V phantom power

•	 Volume, bass, treble, and mute control

•	 LED indicators for power and control function feedback

•	 Plenum rated

GC

B

A E

Transmitter

Receiver
F

D
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AV SOLUTIONS | Signal Extension

HDMI® 1X4 SPLITTER
•	 Splits one HDMI input into four independent 

HDMI outputs

•	 4K ultra high definition 4K x 2K at 60Hz 4:4:4 
HDR 18Gbps

•	 Compatible with and supports key features of 
HDMI 2.0 including CEC, EDID and HDCP2.2

•	 Supports audio extraction from the HDMI signal 
for connection to an external sound system

•	 EDID management with multiple presets and 
auto downscaling from 4K to 1080p resolution 
for display compatibility

•	 Built-in equalization helps with compatibility  
with varying HDMI cable quality

•	 Compact and convenient 5VDC USB Type C power 
input with included power adapter and 1.5 meter 
(5') USB Type A to Type C cable

•	 Compact design for easy installation in crowded 
spaces

CA B

HDMI AUDIO EXTRACTOR
•	 Extracts the audio from an HDMI signal and makes it available for connection to an amplifier or sound system

•	 4K ultra-high-definition 4K x 2K at 60Hz 4:4:4 HDR 18Gbps

•	 Compatible with and supports key features of HDMI 2.0 including CEC, EDID and HDCP2.2

•	 Three audio modes: Passthrough, Bitstream, and PCM

•	 Digital audio output supports PCM, DOLBY® DIGITAL, DTS, DTS-HD®

•	 Locking power input connector

•	 Compact design for easy installation in crowded spaces

HDMI 1X4 SPLITTER

DESCRIPTION PART NO.

[A] HDMI 1x4 Splitter — 4K/60, EDID, ARC, Audio Extraction, HDCP 2.2 41920-SP4

HDMI 4X1 SWITCHER

[B] HDMI 4x1 Switcher — 4K/60, EDID, ARC, Audio Extraction, HDCP 2.2, IR, RS-232 41920-SW4

HDMI AUDIO EXTRACTOR

[C] HDMI Audio Extractor — 4K/60, HDCP 2.2 41920-HAE

HDMI 4X1 SWITCHER
•	 Switches any one of four HDMI inputs to one HDMI output

•	 Automatic switching mode selects a new active input or when 
the active input is removed, selects the first active input on the 
lowest numbered port

•	 Manual switching of HDMI inputs is accomplished via a front 
panel push-button

•	 4K ultra-high-definition 4K x 2K at 60Hz 4:4:4 HDR 18Gbps

•	 Compatible with and supports key features of HDMI 2.0 including 
CEC, EDID and HDCP2.2

•	 Supports ARC audio return channel and audio extraction from the 
HDMI signal for connection to an external sound system

•	 EDID management: multiple presets and user defined settings

•	 Controllable via included IR remote or RS-232 command input

•	 Compact and convenient 5VDC USB Type C power input with 
included power adapter and 1.5 m (5') USB Type A to Type C cable

•	 Ultra slim design for easy installation in crowded spaces
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AV SOLUTIONS | Signal Extension

HDMI® CABLES
•	 cULus listed

•	 CL2 rated for in-wall installation

•	 Compact connector body and flexible cable accommodate common box depths while maintaining minimum bend radius

•	 Commercial-grade, 28-gauge construction

•	 Gold-plated connectors for long-lasting performance

•	 HDMI Cable Lock Kit includes two universal adapters, two tie wraps, M3 x 0.5", and 4-40 UNC screws to secure cable 
to Leviton Signal Extension devices for permanent installations

HDMI CABLES

DESCRIPTION PART NO.

HDMI Cable, 3 ft 41900-03E

[A] HDMI Cable, 6 ft 41900-06E

HDMI Cable, 10 ft 41900-10E

HDMI Cable, 15 ft 41900-15E

HDMI CABLE LOCK KIT

[B] HDMI Cable Lock Kit 41900-LKT

A B
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AV COUPLERS, JACKS & INSERTS
•	 HDMI® coupler works with HDMI Type A connectors	

•	 Binding Post and Banana Jack couplers are excellent for advanced audio

•	 QUICKPORT™ Blanks secure unused ports in wallplates and housings for future expansion

•	 3.5 mm Stereo Jack facilitates classroom, workstation, and computer audio applications

•	 Use 50 Ohm BNC couplers for commercial CCTV or commercial video signals

•	 Decora™ wallplate inserts with HDMI couplers provide high-definition video with in-wall wiring

•	 Decora brush passthrough offers a clean, professional appearance when cables need to pass through a wall opening

AV SOLUTIONS | AV Couplers, Jacks & Inserts

L

C DBA

E, F G, H I, J K M

QUICKPORT® AV COUPLERS & JACKS

DESCRIPTION WHITE LT. ALMOND IVORY GRAY BLACK BROWN

[A] HDMI Couplers 40834-00W 40834-00T 40834-00I — 40834-00E —

[B] USB A/A Coupler 40835-00W — 40835-00I 40835-00G — —

[C] 3.5 mm Stereo Jack, screw terminal 40839-SWS — 40839-SIS — — —

[D] Blank Insert (pack of 10) 41084-0BW 41084-0BT 41084-0BI 41084-0BG 41084-0BE 41084-0BB

[E] Banana Jack Coupler, red stripe 40837-BWR — — — — —

[F] Banana Jack Coupler, black stripe 40837-BWE — — — — —

[G] Binding Post Coupler, red stripe 40833-BWR 40833-BTR 40833-BIR — 40833-BER —

[H] Binding Post Coupler, black stripe 40833-BWE 40833-BTE — — 40833-BEE —

[I] BNC Coupler, nickel plated 41084-BWF — — — 41084-BEF —

[J] BNC Coupler, gold plated — — 40832-0BI — — —

[K] S-Video Coupler — — 40734-CVI — — —

DECORA AV INSERTS

[L] HDMI Coupler 41647-00W — 41647-00I — — —

[M] Brush Insert, passthrough 41075-DBW* — — — 41075-DBE* —

* = Brush color is white for 41075-DBW and black for 41075-DBE; only brush is visible when installed.

White BrownLight 
Almond

Ivory Gray Black
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AV SOLUTIONS | AV Couplers & Connectors > RCA & F-Style

QUICKPORT™ RCA F-CONNECTOR COUPLERS (FOR RCA & COAX CABLE)

DESCRIPTION WHITE LT. ALMOND IVORY GRAY BLACK BROWN

RCA Coupler, gold plated with black stripe [A] 40830-BWE — 40830-BIE — 40830-BEE 40830-BBE

RCA Coupler, gold plated with red stripe, 40830-BWR — — — — —

RCA Coupler, gold plated with yellow stripe — 40830-BTY — — — —

RCA Coupler, gold plated with green stripe 40830-BWV — 40830-BIV — — —

RCA Coupler, gold plated with blue stripe — — 40830-BIL — — —

F-Connector Coupler, nickel plated [B] 41084-FWF 41084-FTF 41084-FIF 41084-FGF 41084-FEF 41084-FBF

F-Connector Coupler, gold plated [C] 40831-FWG 40831-FTG 40831-FIG — — —

QUICKPORT 110-STYLE RCA JACKS (FOR CAT 6 OR CAT 5E CABLE)

RCA Jack, gold plated with red barrel,  
110 termination [D] 40735-RRW 40735-RRT — — — —

RCA Jack, gold plated with white barrel, 
110 termination 40735-RWW 40735-RWT — — — —

RCA Jack, gold plated with yellow barrel, 
110 termination — 40735-RYT 40735-RYI 40735-RYG — —

RCA Jack, gold plated with green barrel, 
110 termination — — 40735-RVI — — —

RCA Jack, gold plated with blue barrel, 
110 termination — — 40735-RLI — — —

RCA Jack, gold plated with orange barrel, 
110 termination — 40735-ROT — 40735-ROG 40735-ROE —

COMPRESSION & CRIMP-ON RCA & F-CONNECTORS

DESCRIPTION RG-6 CABLE RG-6 QUAD 
SHIELD

RCA Compression Connector — [E] 40985-CRU

Compression F-Connector (colored rings included) — [F] 40985-CPF

F-Connectors, one-piece crimp-on, bag of 100 [G] 40985-1P6 —

Twist on F-Connector, bag of 100 40985-TW6 —

White BrownLight 
Almond

Ivory Gray Black

RCA & F-CONNECTORS IN FEEDTHROUGH & 110-STYLE
•	 RCA Jacks use standard identification colors for component and 

composite video
•	 Coax F-Connectors are SCTE-compliant and support signals up to 3 GHz

B GCA E, FD

COMPRESSION & CRIMP-ON F-CONNECTORS
•	 Compression connectors offer an airtight seal and 

secure fitting for increased cable retention
•	 Crimp-on connectors are an economical solution 

for less demanding applications
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AV SOLUTIONS | Speaker Wallplate & Recessed Devices 

EA B H

SPEAKER WALLPLATE

DESCRIPTION PART NO.

[A] Single-Gang Double Spring-Clip Device Speaker Wallplate, standard size, polymer impact resistant, box mount 40952-2PW 

RECESSED DEVICES & ENTERTAINMENT BOX

Single-Gang Recessed Single Receptacle, 15A-125VAC, 2-pole, 3-wire, NEMA 5-15R, includes clock hanger hook 00688-00*

Single-Gang Recessed Single Receptacle, Non-Magnetic Stainless Steel, 15A-125VAC, 2-pole, 3-wire, 
NEMA 5-15R, includes clock hanger hook 

T5261-0CH

[B] Single-Gang Recessed Duplex Receptacle 15A-125VAC, 2-pole, 3-wire, NEMA 5-15R 00689-00^

Single-Gang Recessed Single Receptacle, Non-Magnetic Stainless Steel, 20A-125VAC, 2-pole, 3-wire, 
NEMA 5-20R, includes clock hanger hook 

T5361-0CH

[C]
Dual-Gang Recessed Duplex Receptacle and Openings for Six QuickPort Modules, 15A-125VAC, 2-pole, 3-wire, 
NEMA 5-15R (four blank inserts included)

00690-00W

Recessed Entertainment Box with Low-Profile Frame 47617-REB

[D] Recessed Entertainment Box with High-Profile Cover 47617-RBH

High-Profile Cover 47617-HPC

Low-Profile Frame 47617-LPF

Replacement Snap-In Plates, 2 per bag 47617-PLT

USB CHARGER / OUTLET

[E] 30W (6A) USB Dual Type-C/C Power Delivery Wall Outlet Charger with 15A Tamper-Resistant Outlet T5635-00W

[F] 5.1A USB Type A/Type-C Wall Outlet Charger with 15A Tamper-Resistant Outlet T5633-00W

[G] 3.6A USB Type-A/Type-A Wall Outlet Charger with 15A Tamper-Resistant Outlet T5632-00W

* = Color: White (W), Lt. Almond (T), Ivory (I) 
^= Color: White (W), Lt. Almond (T), Ivory (I), Black (E)

D F G

White (W) Light 
Almond (T)

Ivory (I) Black (E)

SPEAKER WALLPLATE
•	 Allows for simple, solderless connections to any 

home entertainment speaker system

RECESSED RECEPTACLES
Recessed Single-Gang Receptacle 

•	 Fits most standard electrical boxes

•	 cULus approved, code-compliant solution

Recessed Dual-Gang Duplex Receptacle with Six QUICKPORT™ Openings

•	 Centralizes ports for AC power, audio, video, data, and phone

•	 Includes plastic electrical box for use in new and  
retrofit construction

•	 UL approved, code-compliant solution

RECESSED ENTERTAINMENT BOX (REB)
•	 Affordable solution manages home theater electronics  

in a single location

•	 Ideal for new construction and retrofit applications

•	 Optional cover includes sliding plastic front panels, 
and channels wires through the bottom of the unit

USB CHARGER/TAMPER-RESISTANT OUTLETS
•	 Up to 2X the charging power (up to 30W) of typical USB 

chargers, our USB In-Wall Charger

•	 Dual Type-C (T5635) with Power Delivery is the most 
advanced, powerful in-wall charger

•	 Compact design fits in a standard wallbox, is compatible 
with standard wallplates, and can be multi-ganged 

•	 Tamper-Resistant NEC® Compliant shutter mechanism 
blocks access to contacts from most foreign objects
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POWER SOLUTIONS

F1



SECTION F CONTENTS

POWER  
DISTRIBUTION 
UNITS (PDUs)

F3 5500 & 5505 Series

F4 P1000 Series

F2



5-20P 120V

NEMA NEMA

L5-30P 120V 5-15R 120V 5-20R 120V

NEMA NEMA

5-15P 120V

NEMA NEMA

L5-20P 120V

POWER DISTRIBUTION | 5500 & 5505 Series

BA

5500 SERIES WITH ENHANCED SURGE PROTECTION
•	 Peak surge current: 72 kA

•	 VPR — L-N: 400 Vpk, L-G/N-G: 600 Vpk

•	 EMI/RFI noise filtering: 100 kHz to 30 MHz,  
-10 dB to -35 dB

•	 Type SPD: 3

5505 SERIES WITH SURGE PROTECTION
•	 Peak surge current: 27 kA

•	 VPR — L-N: 600, L-G 700, N-G 600 Vpk

•	 EMI/RFI noise filtering: 100 kHz to 30 MHz,  
-5 dB to -40 dB

•	 Type SPD: 3

5500 & 5505 SERIES POWER DISTRIBUTION UNITS (PDUs) 
WITH SURGE PROTECTION

•	 Resettable circuit breaker to protect against overloading

•	 12 receptacles: 10 in back, 2 in front

•	 20-amp versions available with either straight blade or locking input plug

•	 Mounts horizontally on 19-inch racks or cabinets

STANDARDS & 
CERTIFICATIONS
UL 1363 RECOGNIZED 
#E118936

5500: UL 1449 LISTED 
#E118936/3/1

5505: UL 1449 LISTED 
#E118936/3/2

5500 SERIES HORIZONTAL RACK-MOUNT PDUs WITH ENHANCED SURGE PROTECTION

PART NO.

ON/OFF 
SWITCH INPUT OUTPUT

PHYSICAL DIMENSIONS
YES NO VOLTAGE AMPS CORD  

LENGTH PLUG VOLTAGE TYPE QTY.

[A] 5500-190 • 120V 15A 12' 5-15P 120V 5-15R 12 1.75" H x 19" W x 4.55" D

5500-192 • 120V 20A 12' 5-20P 120V 5-20R 12 1.75" H x 19" W x 4.55" D

5500-20L • 120V 20A 12' L5-20P 120V 5-20R 12 1.75" H x 19" W x 4.55" D

[B] 5500-15N • 120V 15A 12' 5-15P 120V 5-15R 12 1.75" H x 19" W x 4.55" D

5505 SERIES HORIZONTAL RACK-MOUNT PDUs WITH SURGE PROTECTION

5505-190 • 120V 15A 12' 5-15P 120V 5-15R 12 1.75" H x 19" W x 2.5" D

INPUT PLUG TYPES OUTPUT RECEPTACLE TYPES

5-20P 120V

NEMA NEMA

L5-30P 120V 5-15R 120V 5-20R 120V

NEMA NEMA

5-15P 120V

NEMA NEMA

L5-20P 120V
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P1000 SERIES HORIZONTAL RACK-MOUNT PDUs

PART NO.

INPUT OUTLETS

PHYSICAL DIMENSIONS
VOLTAGE AMPS

MAX 
DERATED 

AMPS

CORD 
LENGTH PLUG TYPE QTY.

P1020-12S 120V 15A 12A 12' 5-15P 5-15R 10 1.75" H x 19" W x 4.5" D

[A] P1021-12S 120V 20A 16A 12' 5-20P 5-20R 10 1.75" H x 19" W x 4.5" D

P1022-12L 120V 20A 16A 12' L5-20P 5-20R 10 1.75" H x 19" W x 4.5" D

P1023-12L 120V 30A 24A 12' 5-15P 5-15R 16 3.5" H x 19" W x 4.5" D

P1000 SERIES VERTICAL PDUs

P1040-10S 120V 15A 12A 10' 5-15P 5-15R 16 30" H x 1.8" W x 1.75" D

[B] P1041-10S 120V 20A 16A 10' 5-20P 5-20R 16 30" H x 1.8" W x 1.75" D

P1042-10L 120V 20A 16A 10' L5-20P 5-20R 16 30" H x 1.8" W x 1.75" D

P1043-10S 120V 20A 16A 10' 5-20P 5-20R 24 48" H x 1.8" W x 1.75" D

[C] P1044-10L 120V 20A 16A 10' L5-20P 5-20R 24 48" H x 1.8" W x 1.75" D

P1045-10L 120V 30A 24A 10' L5-30P 5-20R 24 48" H x 1.8" W x 1.75" D

POWER DISTRIBUTION | P1000 Series

A

B

P1000 SERIES POWER DISTRIBUTION UNITS (PDUs)
•	 18 AWG cold-rolled steel enclosures

•	 Overload protection with easy-to-reset circuit breakers

•	 30 A units feature UL489 rated circuit breakers

•	 LED indicators for “Power On” and “Polarity/Ground OK”

•	 Grounding connection point on all models

•	 Vertical Zero-U and rack-mount applications

STANDARDS & 
CERTIFICATIONS
UL 60950-1  

C
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G1

MDU & HOSPITALITY 
SOLUTIONS



G2

Find our complete line of residential networking solutions 
in Leviton’s Connected Home catalog.

Download online at Leviton.com/CH

SECTION G CONTENTS

STRUCTURED MEDIA™ G3 Wireless Series STRUCTURED MEDIA 
Centers (SMCs)

G5 Metal Series SMCs

G7 Compact SMCs &  
Fiber-to-the-Home (FTTH) Solutions

G8 Power Supplies & Surge Protection

G9 Mounting Brackets & Patch Cords

G10 Mounting Brackets & Cable 
Management

G11 Twist & Mount, TIDP & 
STRUCTURED MEDIA Panels

G12 Modules & Expansion Boards

G13 Video Distribution & Splitters

G14 Tools



WIRELESS STRUCTURED MEDIA CENTER ENCLOSURES, 
COVERS, DOORS & ACCESSORIES
•	 ABS Polymer construction is transparent to RF signals ensuring WI-FI devices have maximum reach

•	 UL Listed Solution: UL 2416, UL985, UL 1023

•	 Vented door assists in airflow for cooling active gear 

•	 Ratcheting Hinge and Latch System creates fast, tool-free door installations and accommodates wall imperfections

•	 Existing metal STRUCTURED MEDIA Center enclosures can be retrofitted for RF transparency by using Trim Ring Accessory 
and Vented Hinged Door

•	 180-degree hinged cover allows for quick and easy access to network equipment 

•	 Makes servicing and expansion easy with seven 1-inch and three 2-inch knockouts and additional 1-inch nested knockouts 

•	 Compatible with Leviton Connected Home patch panels, voice, data, video, and audio distribution modules, and Leviton single 
and dual power modules 

•	 Multi-Bay Attachment Tube installs between two Wireless STRUCTURED MEDIA Center Enclosures facilitating separate 
Service Provider and User access, isolating Service Provider equipment from unauthorized access when paired with 
optional Lock and Key set

•	 Optional lock and key set available for additional security

MDU & HOSPITALITY | STRUCTURED MEDIA™ Centers > Wireless Series

G, H

A D

B

C FE

Top

Bottom

Knock-out sizes support 1" and 2" commercial conduit.

WIRELESS STRUCTURED MEDIA ENCLOSURE END CAPS
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14" PLASTIC SERIES WIRELESS STRUCTURED MEDIA CENTER (14" X 14.26" X 3.42")

DESCRIPTION SINGLE 12-PACK

14" Enclosure with Vented Cover 49605-140 —

14" Enclosure with Vented Hinged Door 49605-14P —

[A] 14" Enclosure 49605-14E 49605-14G

[B] 14" Vented Hinged Door 49605-14S 49605-14B

[C] 14" Vented Cover, bulk pack of 12 — 49605-14F

[D] 14" Trim Ring Accessory 49605-14T —

28" PLASTIC SERIES WIRELESS STRUCTURED MEDIA CENTER (28" X 14.26" X 3.42") 

DESCRIPTION SINGLE 6-PACK

28" Enclosure with Vented Cover 49605-28W —

[E] 28" Enclosure with Vented Hinged Door 49605-28P —

28" Enclosure 49605-28E 49605-28G

28" Vented Hinged Door 49605-28S 49605-28B

28" Vented Cover, bulk pack of 6 — 49605-28F

28" Trim Ring Accessory 49605-28T —

42" PLASTIC SERIES WIRELESS STRUCTURED MEDIA CENTER (42" X 14.26" X 3.42") 

DESCRIPTION SINGLE 6-PACK

42" Enclosure with Vented Hinged Door 49605-42P —

[F] 42" Enclosure 49605-42E 49605-42G

42" Vented Hinged Door 49605-42S 49605-42B

42" Trim Ring Accessory 49605-42T —

PLASTIC SERIES WIRELESS STRUCTURED MEDIA CENTER ACCESSORIES

DESCRIPTION PART NO.

[G] Multi-Bay Attachment Tube 49605-TUB

[H] STRUCTURED MEDIA Center Lock and Key for SMC doors 5L000-L0K

MDU & HOSPITALITY | STRUCTURED MEDIA™ Centers > Wireless Series
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•	 Covers and doors feature 3/4-inch overlap to hide irregular 
drywall cuts

•	 Modules mount vertically or horizontally

•	 Multiple knock-outs on top and bottom facilitate cable 
entry and routing

•	 Knockout in base of enclosure accommodates  
single J-boxes and Leviton Power Modules

•	 Six 3-inch self-healing foam grommets included to 
accommodate and protect cable bundles 
 

•	 Can be surface mounted or recessed

•	 Flexible mounting solutions provide easy attachment to 
studs using mounting tabs which can be secured to the 
front of studs during new construction or into the sides for 
retrofit applications; depth markers are provided to ensure 
the perfect fit with 1/2", 5/8", or 3/4" wallboard

•	 Optional lock and key set available for additional security

•	 Adding a plastic Vented Cover or plastic Vented Hinged 
Door and Trim Ring to metal enclosures will support 
stronger wireless signals.

METAL STRUCTURED MEDIA CENTERS, COVERS & DOORS

MDU & HOSPITALITY | STRUCTURED MEDIA™ Centers > Metal Series

C ED

BA

MDU Configuration A MDU Configuration B Standard

Top

Bottom

Top

Bottom

Top

Bottom

Knock-out sizes support 1" and 2" commercial conduit.METAL STRUCTURED MEDIA ENCLOSURE END CAPS
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14" METAL STRUCTURED MEDIA CENTER (14" X 14.38" X 3.63") 

DESCRIPTION SINGLE 6-PACK*

14" Enclosure and Flush-Mount Cover 47605-140 —

[A] 14" Enclosure 47605-14E 47605-14G

14” Multi-Dwelling Unit Configuration A, enclosure and flush-mount cover 47605-1MG —

[B] 14" Flush-Mount Cover 47605-14C 47605-14B

[C] 14" Economy Hinged Door 47605-14D —

14" Premium Vented Hinged Door 47605-14S —

14" Ceiling-Mount Kit 47612-CMK —

21" METAL STRUCTURED MEDIA CENTER (21" X 14.38" X 3.63") 

DESCRIPTION PART NO.

21" Enclosure 47605-21E

21" Flush-Mount Cover 47605-21C

[D] 21" Premium Vented Hinged Door 47605-21S

28" METAL STRUCTURED MEDIA CENTER (28" X 14.38" X 3.63") 

DESCRIPTION SINGLE 3-PACK†

28" Enclosure and Flush-Mount Cover 47605-28W —

28" Enclosure 47605-28N 47605-28G

28” Multi-Dwelling Unit Configuration B, enclosure and flush-mount cover 47605-M28 —

28" Flush-Mount Cover 47605-F28 47605-28B

28" Economy Hinged Door 47605-28D —

28" Premium Vented Hinged Door 47605-28S —

2" Deep Extender Bracket for 28" SMC 47612-28B —

42" METAL STRUCTURED MEDIA CENTER (42.16" X 14.38" X 3.63") 

DESCRIPTION PART NO.

42" Enclosure and Flush-Mount Cover 47605-42W

42" Enclosure 47605-42N

42" Flush-Mount Cover 47605-F42

42" Economy Hinged Door 47605-42D

[E] 42" Premium Vented Hinged Door 47605-42S

2" Deep Extender Bracket for 42" SMC 47612-42B

STRUCTURED MEDIA CENTER ACCESSORIES

STRUCTURED MEDIA Center Lock and Key for SMC doors 5L000-L0K

* = 47605-14G and 47605-14B ordered by the unit, must be ordered in increments of 6. 
† = 47605-28G and 47605-28B ordered by the unit, must be ordered in increments of 3.

MDU & HOSPITALITY | STRUCTURED MEDIA™ Centers > Metal Series

14” STRUCTURED MEDIA Center Enclosure 
with Ceiling Mount Kit (47612-CMK)
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COMPACT STRUCTURED MEDIA MDU ENCLOSURES
•	 Flexibility to accommodate a variety of telephone/video distribution configurations

•	 Snap-on cover requires no tools or fasteners

•	 Molded-in brackets provide quick snap-in convenience for expansion boards

•	 Angled video-splitter shelf for easy installation

• 	Accepts three expansion boards and one TV splitter

•	 Constructed of sturdy white ABS Polymer

FTTH POINT-OF-ENTRY BOX
•	 Provides convenient staging for terminating incoming fiber from service provider

•	 Can mount inside the STRUCTURED MEDIA™ Center or as a stand-alone unit on a wall

•	 Includes magnet for easy installation and place adjustments

•	 Includes an SC/APC adapter with two dust caps and two splice sleeves

•	 Made of ABS plastic

MULTI-BAY ENCLOSURES
•	 Structured wiring components typically mount in the upper section of the dual enclosure 

and optical network termination (ONT) mounts in the lower section

•	 Allow separate lockable sections for FTTH integration 	

•	 In a separate bay, a full Leviton structured wiring system can be easily connected and 
optimized up to gigabit speeds and beyond to maximize incoming fiber optic connection

•	 Ideal for new installations or retrofits

•	 Use multiple covers or doors to provide access and security

•	 Minimum order quantity and lead times may apply.

MDU & HOSPITALITY | Compact SMCs & Fiber-to-the-Home (FTTH) Solutions

E

See pages G5-G6 for covers and doors.

A

COMPACT STRUCTURED MEDIA MDU ENCLOSURES (8.02" X 14.38" X 3.71") 

DESCRIPTION PART NO.

[A] Compact STRUCTURED MEDIA Enclosure and Cover, empty 47605-MDU

Compact STRUCTURED MEDIA Enclosure Cover Only 47605-MDC

[B] MDU Kit (compact STRUCTURED MEDIA Enclosure and Cover 
plus 1x6 Telephone Expansion Board) 47604-0F6

[C] MDU Kit (compact STRUCTURED MEDIA Enclosure and Cover 
plus 1x6 Telephone Expansion Board and 6-Way 2 GHz Splitter) 47604-F6S

FIBER-TO-THE-HOME POINT-OF-ENTRY BOX (3.94" X 3.15" X 0.84") 

[D] FTTH Point of Entry Box FTH00-00W

METAL MULTI-BAY ENCLOSURES

[E]
28" + 14" Dual Multi-Bay Enclosure 
46.64" (1,184.6 mm) H x 14.30" (363.2 mm) W x 3.63" (92.2 mm) D

47FTH-840

42" + 14" Dual Multi-Bay Enclosure 
57.64" (1,464.1 mm) H x 14.30" (363.2 mm) W x 3.63" (92.2 mm) D

47FTH-420

B

C

D
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MDU & HOSPITALITY | Power Supplies & Surge Protection

POWER SUPPLIES

DESCRIPTION PART NO.

[A] Surge J-Box Kit, one duplex receptacle, wallplate 47605-ACS

Non-Surge J-Box Kit, one duplex receptacle, wallplate 47605-ACN

[B] Surge AC Power Module, two duplex receptacles 47605-0DP

Non-Surge AC Power Module, two duplex receptacles 47605-NDP

[C] 3-Outlet AC Power Strip for STRUCTURED MEDIA Centers 49605-APS

SURGE-PROTECTION, STANDARD AC POWER 
MODULES & J-BOX KITS
•	 Fit in standard 14"-, 21"-, 28"-, and 42"-  

STRUCTURED MEDIA™ Centers

•	 Surge-protected versions provide enhanced protection 	
and EMI/RFI filtering per UL 1449 standard

3-OUTLET POWER STRIP
•	 Includes three NEMA 5-15R receptacles and 1.5-foot  

cord attached

B CA

COMPACT STRUCTURED MEDIA MDU ENCLOSURES (8.02" X 14.38" X 3.71") 

DESCRIPTION PART NO.

[A] Compact STRUCTURED MEDIA Enclosure and Cover, empty 47605-MDU

Compact STRUCTURED MEDIA Enclosure Cover Only 47605-MDC

[B] MDU Kit (compact STRUCTURED MEDIA Enclosure and Cover 
plus 1x6 Telephone Expansion Board) 47604-0F6

[C] MDU Kit (compact STRUCTURED MEDIA Enclosure and Cover 
plus 1x6 Telephone Expansion Board and 6-Way 2 GHz Splitter) 47604-F6S

FIBER-TO-THE-HOME POINT-OF-ENTRY BOX (3.94" X 3.15" X 0.84") 

[D] FTTH Point of Entry Box FTH00-00W

METAL MULTI-BAY ENCLOSURES

[E]
28" + 14" Dual Multi-Bay Enclosure 
46.64" (1,184.6 mm) H x 14.30" (363.2 mm) W x 3.63" (92.2 mm) D

47FTH-840

42" + 14" Dual Multi-Bay Enclosure 
57.64" (1,464.1 mm) H x 14.30" (363.2 mm) W x 3.63" (92.2 mm) D

47FTH-420

G8LEVITON.COM/NSLEVITON.COM/NS

M
D

U
 &

 H
O

SP
IT

A
LI

TY
Po

w
er

 S
up

pl
ie

s 
&

 S
ur

ge
 P

ro
te

ct
io

n



MOUNTING BRACKETS

DESCRIPTION PART NO.

[A] Single Plastic Bracket, for single expansion board, white 47612-SBK

[B]
Compact (6" width) Expansion Plastic Bracket, 
for up to three expansion boards, white

47612-HBK

[C] Data Plastic Bracket, for mounting routers and switches 47612-DBK

[D] 12-Port QUICKPORT™ Mounting Bracket 47600-QPB

MDU & HOSPITALITY | Mounting Brackets & Patch Cords

D

B C

G

A

F

MULTIMEDIA ADAPTER BRACKET  
& MOUNTING PLATES
• 	 Bracket is constructed of white  

powder-coated steel

• 	 Bracket includes push-lock pins for 
mounting in STRUCTURED MEDIA Center

• 	 Plates are constructed of black  
powder-coated steel

MULTIMEDIA ADAPTER BRACKET & MOUNTING PLATES

DESCRIPTION PART NO.

[F] Multimedia Adapter Bracket 47612-MMA

[G] F-Connector Mounting Plate, 6-pack, loaded 5F100-6VF

QUICKPORT Mounting Plate, 6-pack, unloaded 5F100-6QP

CAT 6 HIGH-FLEX PATCH CORD

DESCRIPTION PART NO.

[E] Cat 6 High-Flex Patch Cord 6H460-xx*

xx = Length: 6" (6I), 1'-20' (01-20). 
See copper patch cords   A17 for a complete part number chart. 
* = Colors: Choose from any of the colors below.

E

MOUNTING BRACKETS
•	 Include push-lock pins

•	 Snap-in installation in any Leviton 14"-, 21"-, 	
28"-, or 42"-STRUCTURED MEDIA™ Center

•	 Allow for cable management via routing  
under bracket

•	 12-port bracket accepts all 
QUICKPORT Jacks

CAT 6 HIGH-FLEX PATCH CORDS
•	 Power over Ethernet compatible

•	 Bend radius is a narrow 0.60 inches, versus 
1.0 inch for typical Cat 6 patch cords

•	 Snagless plug design with integrated 
strain-relief boot

•	 Dual-rated cable jacket (CM/LSZH)

White (W) Yellow (Y) Red (R) Gray (S)Blue (L) Green (G) Black (E)
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MDU & HOSPITALITY | Mounting Brackets & Cable Management

UNIVERSAL SECURITY & SHELF BRACKETS

DESCRIPTION PART NO.

[A] Universal Shelf Bracket 49605-AUB

[B] Standard (12" width) Universal Security Board Mounting Plate 47612-FSB

CABLE MANAGEMENT

[C] Snap-in Saddle Tie Kit with VELCRO® (includes 5 saddle ties, 5' of 1/2" VELCRO® Brand Softcinch, black) 49605-AST

15' Bulk Roll of 1/2" VELCRO® Brand Softcinch, black 49605-AHL

[D] Cable Routing Ring 49605-AFR

[E] Grommet Accessory Pack 49605-GRM

BA

E

UNIVERSAL SECURITY & SHELF BRACKETS
•	 Universal Shelf Bracket includes a 30-inch roll of VELCRO® Brand 

hook and loop with two saddle ties, providing flexible options to 
secure active gear

•	 Universal Security Board Mounting Plate includes four adhesive 
clips for mounting security circuit boards

CABLE MANAGEMENT
•	 Snap-in Saddle Ties with VELCRO® 

provides vertical and horizontal cable 
management anywhere in the enclosure

•	 Cable Routing Ring routes and stores  
cable slack

•	 Grommet Accessory Pack protects 
incoming/outgoing cables through knockouts

C D
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MDU & HOSPITALITY | Twist & Mount, TIDP & STRUCTURED MEDIA™ Panels

TWIST & MOUNT PANELS & TELEPHONE INPUT DISTRIBUTION PANELS

DESCRIPTION PART NO.

[A] Twist & Mount Patch Panel, Cat 6 476TM-6xx

Twist & Mount Patch Panel, 12 ports each of Cat 6 and Cat 5e (24 ports total) 476TM-654

Twist & Mount Patch Panel, 6 ports each of Cat 6 and Cat 5e (12 ports total) 476TM-652

[B] Twist & Mount Patch Panel, Cat 5e 476TM-5xx

Twist & Mount Expansion Board, 6 ports of Cat 6 476TM-EX6

[C] Telephone Input Distribution Panel (TIDP) 476TL-T12

xx = 12-Port (12), 24-Port (24) 

TWIST & MOUNT PATCH PANELS
•	 Low-profile, high-density, component-rated patching 

for voice and gigabit ethernet connections 

•	 Feature simple Twist & Mount installation

•	 Universal T568A and T568B wiring labels ensure 
compatibility in residential and commercial installations 

TELEPHONE INPUT DISTRIBUTION PANELS (TIDP)
•	 Offer choice of inputs and outputs: one 4-pair 110-style 

IDC input, four industry-standard RJ-11 jack inputs, 
12 modular industry-standard RJ-45 jack outputs 

•	 Security jack for interfacing with security systems

•	 Test and auxiliary disconnect outlet (ADO) ports for 
isolation and testing of telephone line connections

C

PRE-CONFIGURED COMPACT 
STRUCTURED MEDIA PANELS
•	 Compact series (six-inch width) pre-configured panels 

are an ideal solution for basic telephone, data, and TV 
distribution in MDUs where space and budget are of 
primary concern

PRE-CONFIGURED STANDARD 
STRUCTURED MEDIA PANELS 
•	 Standard series (twelve-inch width) pre-configured 

panels combine voice, data, and TV modules into a 
single, simple distribution point, with room for additional 
expansion boards

F

PRE-CONFIGURED COMPACT STRUCTURED MEDIA PANELS — COMPACT WIDTH (6")

DESCRIPTION PART NO.

[D] 1x9 Bridged Telephone and 6-Way 2 GHz TV splitter 47603-2G6

1x9 Bridged Telephone and 8-Way 2 GHz TV splitter 47603-2G8

[E] 1x4 Bridged Telephone, 4 Cat 5e Data, and 6-way 2 GHz TV splitter 47603-DP6

PRE-CONFIGURED STANDARD STRUCTURED MEDIA PANELS

[F] Basic Telephone and Video Panel: 1x9 Phone Board, 6-Way GHz TV Splitter 47606-BTV

[G] Basic Home Networking Plus Panel: Phone Patching Board, 6-Port Cat 5e Board, 6-Way 2GHz TV Splitter 47606-BNP

D E

A B

G
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MDU & HOSPITALITY | Modules & Expansion Boards

MODULES

DESCRIPTION PART NO. 

[A] 1x9 Bridged Telephone Module 47689-00B

[B] Cat 5e Voice and Data Module 47605-C5B

[C] Cat 6 Voice and Data Module 47611-C6B

Telephone Security Module 47609-TSV

KIG H J

B CA

ED F

EXPANSION BOARDS

DESCRIPTION FEATURES PART NO. 

[D] Cat 5e Voice and Data Board
- Patch phone or data connections to six locations 
- Combine with a TLDM, key system, or network switches  
- 4-pair 110-type IDC punchdowns and 6 Cat 5e RJ-45 ports

47603-0C5

[E] Cat 6 Voice and Data Board
- Combine with gigabit Internet router or Ethernet switch 
- 4-pair 110-type IDC punchdowns and six Cat 6 jacks

47611-0C6

[F]
Combo Phone & Data Board 
with 1x4 Bridged Phone and 
4-Port Cat 5e

- Provides data and phone connections on a single board
- �Four ports of Cat 5e 150 MHz data connections via modular  

RJ-45 jacks and 4-pair 110-type IDC punchdowns
47609-4DP

[G] 1x9 Bridged Telephone Board
- Bridge up to four telephone lines to nine locations 
- Connect up to nine separate telephones per line 
- 4-pair 110-type IDC punchdowns

47603-110

[H] 1x6 Bridged Telephone Board
- Bridge up to four telephone lines to six locations 
- Connect up to six separate telephones per line 
- IDC connectors for Cat 5, 5e, or 6 and RJ-45 expansion port

47609-0F6

[I] 1x10 Bridged Telephone Board

- Bridge up to six telephone lines to 10 locations 
- Connect up to 10 separate telephones per line 
- IDC connectors for Cat 5, 5e, or 6 wire
- Security port and punchdown security interface to accommodate alarm systems

47609-S10

[J] 1x4 Bridged Telephone Board - Bridge up to four lines to four locations via IDC punchdowns 47609-004

[K]
Telephone Patching Board/
Expanded 4-line Telephone 
Distribution

- Bridge up to four telephone lines to seven locations
- �One incoming 4-pair 110-type IDC punchdown and seven outgoing 

RJ-45 jack connections
- Combine with a Cat 5e or 6 board to route telephone to remote locations

47609-EMP

Telephone Line 
Distribution Board

- 19 multi-line telephone connections in combinations of two or four lines 
- Bridge “line 1” service to 12 locations and four-line service to eight locations
- �Connect to voice and data board(s) or additional panels for more connections 

and easier moves/adds/changes
- �Independent RJ-45 jack and punchdown security interface to accommodate 

alarm systems

47603-TDM
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PREMIUM AMPLIFIED CATV/HDTV MODULE
•	 Splits and/or amplifies signal to eight or sixteen TVs 

throughout the home

•	 Supports frequencies up to 1000 MHz

•	 Forward path internal amplifier provides equal input and 
output level on all ports

•	 Unity gain eliminates the need to manually adjust attenuation

•	 HDTV and digital cable-ready SCTE- and DOCSIS 3.0-compliant

PASSIVE CATV/HDTV SPLITTERS
•	 Split signal to six or eight TVs throughout the home

•	 Provide digital cable, cable TV, and other TV services 
via coaxial cable

•	 Lightweight, strong die-cast housing

•	 HDTV and digital cable-ready; SCTE-compliant

•	 Available with and without STRUCTURED MEDIA™ 
Center mounting bracket

MDU & HOSPITALITY | Video Distribution & Splitters

PREMIUM MODULES

DESCRIPTION PART NO.

[A] 1x8 Premium Video Module, 1 GHz 47693-08P

[B] 1x16 Premium Video Module, 1 GHz 47693-16P

PASSIVE SPLITTERS

DESCRIPTION
WITH 
BRACKET

WITHOUT 
BRACKET

1x6 Passive Video Splitter, 2 GHz [C] 47690-6C2 [E] 47690-0G6

1x8 Passive Video Splitter, 2 GHz [D] 47690-8C2 [F] 47690-0G8

C

D

E

F

A

B

Additional video connectivity 
solutions located in Section E.
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RESIDENTIAL TOOLS & ACCESSORIES

DESCRIPTION PART NO.

[A]
Wire Punchdown/Termination Tool, 
(blades sold separately)

49553-814

[B] 110 IDC Blade 49553-110

UTP Stripping Tool 49660-00P

[C] EZ-RJ45® Crimp Tool 40989-ACT

Push-Lock Pins for STRUCTURED MEDIA™ 
Enclosures, pack of 20

47615-NYL

Reclosable Tie-Wrap, 5" Length, pack of 25 43105-005

RESIDENTIAL PLUGS

DESCRIPTION PART NO.

[D] Cat 6A Universal Tool-Free Plug 6APLG-S6A

[E] EZ-RJ45 Cat 6 Plug* 47613-EZ6

[F] EZ-RJ45 Cat 5e Plug* 47613-EZC

EZ-RJ45 Cat 5e Plug Display Pack, pack of 10 47613-EZR

* = Must be purchased in increments of 50

MDU & HOSPITALITY | Tools 

A CB

F
D E
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ONEREACH™ POE EXTENDER SYSTEM | Head End Devices

HEAD END DEVICES FOR POWER INJECTION (PI)

With options to power one device or many, the OneReach PI seamlessly becomes a part of the network 

infrastructure, with the 2U Power Injector Chassis installed in a standard 19" rack.

A B C

HEAD END DEVICES FOR POWER INJECTION (PI)

DESCRIPTION SLOTS

QUANTITY OF SUPPORTED 
POE POWERED DEVICES* OPERATING

TEMP. PART NO.
PoE 

PORTS
PoE+

PORTS
PoE++
PORTS^

1-port Source, 1000BASE-SX, LC duplex, MMF, 
Ext AC Power Supply

— 1 1 1
+32 to +104 °F 

(0 to +40 °C)
81001514

[A]
1-port Source, 1000BASE-LX, LC duplex, SMF, 
Ext AC Power Supply

— 1 1 1
+32 to +104 °F 

(0 to +40 °C)
81001515

1U Mounting Bracket, for two 1-port Sources — 2 2 2 — 81000463

Power Supply Module, 250 W AC in, 56 VDC out 1 12 8 4
+32 to +104 °F 

(0 to +40 °C)
81001536

[B] 2U Chassis, 6 slots — — — —
+32 to +104 °F 

(0 to +40 °C)
81001531

4-port Media Module, 1000BASE-SX, 4x LC duplex (rear), MMF 1 4 4 4
+32 to +104 °F 

(0 to +40 °C)
81000413

[C] 4-port Media Module, 1000BASE-LX, 4x LC duplex (rear), SMF 1 4 4 4
+32 to +104 °F 

(0 to +40 °C)
81001262

Blanking Panel for Power Injector Chassis 1 — — — — 81000190

* = Remote needed to support PoE devices.
^ = 60 W shown; please contact Technical Services for 100 W applications.

ONEREACH™ POE EXTENDER SYSTEM | Cable Assemblies
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ONEREACH™ POE EXTENDER SYSTEM | Cable Assemblies

ONEREACH CABLE ASSEMBLIES
The ONEREACH Cable Assembly combines optical fiber (communication) and copper conductors (power) in a single 

assembly that easily attaches with standard M8 and LC connectors taking PoE up to 10,000 ft.

•	 Simple, single pull installation

•	 Designed for indoor (dry location) and outdoor (damp and wet locations) environments

•	 Cables rated from -40 to 167 °F (-40 to 75 °C)

CABLE ASSEMBLIES

DESCRIPTION # OF 
FIBERS

FIBER 
TYPE

CONDUCTOR 
COUNT

CONDUCTOR 
GAUGE PART NO.

LC-LC 1-port Tight Buffered Cable Assembly, Plenum 2 OM3 2 12 BHCP02E02D44FFNNPxxxx*

LC-LC 1-port Tight Buffered Cable Assembly, Riser 2 OM3 2 12 BHCR02E02D44FFNNPxxxx*

LC-LC 1-port Tight Buffered Cable Assembly, Plenum 2 SMF 2 12 BHCP02A02D44FFNNPxxxx*

LC-LC 1-port Tight Buffered Cable Assembly, Riser 2 SMF 2 12 BHCR02A02D44FFNNPxxxx*

LC-LC 1-port Tight Buffered Interlock Armor 
Cable Assembly, Riser

2 OM3 2 12 BHKR02E02D44FFNNPxxxx*

LC-LC 1-port Tight Buffered Interlock Armor 
Cable Assembly, Riser

2 SMF 2 12 BHKR02A02D44FFNNPxxxx*

LC-LC 2-port Loose Tube Cable Assembly, Riser 4 OM3 2 12 BACR04E02D44FFNNPxxxx*

LC-LC 2-port Loose Tube Cable Assembly, Riser 4 SMF 2 12 BACR04A02D44FFNNPxxxx*

LC-LC 4-port Loose Tube Cable Assembly, Riser 8 OM3 4 12 BACR08E04D44FFNNPxxxx^

LC-LC 4-port Loose Tube Cable Assembly, Riser 8 SMF 4 12 BACR08A04D44FFNNPxxxx^

xxxx = Length in feet (using leading zeros as needed).
* = M8 Pigtail 11099456 is required when ordering.
^= M8 Pigtail 11099453 is required when ordering. 
Additional cable/assembly configurations are available upon request.
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REMOTE END DEVICES
Remote devices mount in enclosures and connect to active devices using category cables terminated with standard 

RJ-45 connectors.

•	 No need to install costly remote power outlets, remote UPS devices, or remote industrial switches

•	 Invisible to the network, so there is no virtual entry point for hackers into your network

•	 The only configuration needs to occur at the closet's switch

•	 Easily attach pre-terminated LC connectors for data transmission

•	 Standard M8 connector screws into place to complete power circuit

•	 Uses standard RJ-45 connectivity to patch to the security camera, wireless access point, or any other IP-based device

ONEREACH™ POE EXTENDER SYSTEM | Remote End Devices

REMOTE END DEVICES

DESCRIPTION
QTY. OF 

POWERED DEVICES 
SUPPORTED

OPERATING
TEMP. PART NO.

[A] 1-port Remote, 1000BASE-SX, PoE++, LC duplex, MMF, RJ-45, M8 Power Input 1
-40 to +158 °F 
(-40 to +70 °C)

81001512

1-port Remote, 1000BASE-LX, PoE++ , LC duplex, SMF, RJ-45, M8 Power Input 1
-40 to +158 °F 
(-40 to +70 °C)

81001513

2-port Remote, 1000BASE-SX, PoE++, 2x LC duplex, MMF, RJ-45, M8 Power Input 2
-40 to +158 °F 
(-40 to +70 °C)

81001534

[B] 2-port Remote, 1000BASE-LX, PoE++, 2x LC duplex, SMF, RJ-45, M8 Power Input 2
-40 to +158 °F 
(-40 to +70 °C)

81001535

4-port Remote, 1000BASE-SX, PoE++, 4x LC duplex, MMF, RJ-45, M8 Power Input 4
-40 to +158 °F 
(-40 to +70 °C)

81001532

[C] 4-port Remote, 1000BASE-LX, PoE++, 4x LC duplex, SMF, RJ-45, M8 Power Input 4
-40 to +158 °F 
(-40 to +70 °C)

81001533

ONEREACH™ POE EXTENDER SYSTEM | Distance Guarantees
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ONEREACH™ POE EXTENDER SYSTEM | Remote End Devices ONEREACH™ POE EXTENDER SYSTEM | Distance Guarantees

SINGLE-MODE DISTANCE CHART: 1-PORT REMOTES*

PATCH DISTANCE
POWER LEVEL

15 W TYPE 1, 
CLASSES 0-3

30 W TYPE 2, 
CLASS 4

60 W TYPE 3, 
CLASSES 5-6

100 W TYPE 4, 
CLASSES 7-8

300 ft (100 m) 5,000 ft (1,524 m) 1,800 ft (548 m) 900 ft (274 m) 500 ft (152 m)

32 ft (10 m) 10,000 ft (3,048 m) 5,000 ft (1,524 m) 2,000 ft (609 m) 1,500 ft (457 m)

SINGLE-MODE DISTANCE CHART: 2-PORT AND 4-PORT REMOTES*

PATCH DISTANCE

POWER LEVEL

15 W TYPE 1, 
CLASSES 0-3 
(ALL PORTS)

30 W TYPE 2, 
CLASS 4 

(ALL PORTS)

60 W TYPE 3, 
CLASSES 5-6†

100 W TYPE 4, 
CLASSES 7-8‡

300 ft (100 m) 1,800 ft (548 m) 900 ft (274 m) 500 ft (152 m) 500 ft (152 m)

32 ft (10 m) 5,000 ft (1,524 m) 2,000 ft (609 m) 1,500 ft (457 m) 1,500 ft (457 m)

* �= �The distances shown in the table represent maximum reach with single-mode fiber. OM3 multimode supports a maximum distance of either 3,280 feet (1,000 meters) 
or the distance listed in the table above, whichever is smaller.

† = Ports 1 and 3 will support a 60 W device; ports 2 and 4 will support a 30 W device. 
‡ = Ports 1 and 3 will support a 100 W device; ports 2 and 4 will support data only.

Note:
Standard distances for horizontal cabling of 328 ft (100 m) are used to calculate max distance for full power at the PSE.
�Standard application distances of 32 ft (10 m) of 24 AWG stranded patch cordage are used to calculate max distances for full power at the PD.

DISTANCE GUARANTEES

The following two tables provide the supported distance between the head end (1-port Sources, Media Modules, 

and/or Chassis) and the Remote PoE Ports, using 12 AWG hybrid cables to connect the ends.

The first row of each table 328 ft (100 m) addresses the standard implementation of PoE, as sourced from the 

1-, 2-, or 4-port Remote. This distance allows for the maximum flexibility in powered device (PD) placement from 

the remote’s installed location.

The second row 32 ft (10 m) is an engineered solution for those times when the PD are close to the remotes. 

This transfers some of the loss from the 328 ft (100 m) category cable to the larger 12 AWG conductors in the 

hybrid cable, supporting a distance increase between the head end and Remote PoE Ports.

See the full range of OneReach head end power injection devices, 
cable assemblies, and remote PoE ports at Leviton.com/OneReach.
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INDUSTRIAL ETHERNET 
SOLUTIONS
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APPLICATIONS | Factory Automation 

CONNECT WITH CONFIDENCE 
Downtime is lost time. And lost time means lost 

profitability. In harsh and industrial environments, you 

need reliable, worry-free performance for your Control, 

Monitor and Process applications. Leviton Industrial 

Ethernet Solutions give you the confidence to make 

the connection by eliminating and minimizing risk, 

and ultimately achieving 100% uptime.

— Cat 6 or 6A Patch Cord

— Cat 6 or 6A Cable

— Industrial Ethernet Cable

— DURAPORT™ Industrial Plug to RJ-45 Plug Patch Cord

PLC Devices / 
HMI

ATLAS-X1 Jack 
6ASJK-RG6

DURAPORT Industrial  
Jack Housing 
D6706-00E

++

OFFICE + ZONE A

MULTIPLE "ZONE B" CABINETS

ZONE B 
In the panel  
or enclosure

DIN Rail equipment

ZONE C 
In or near  
the machine

Harsh environment 
cable and 
connections

Switches / Servers

Patch Panel
6A586-U24

QUICKPORT™ DIN  
Rail-Mount Box
41089-6DN

IE Grade Switch

DURAPORT™ Industrial  
Jack Housing 
D6706-00E

ATLAS-X1™ Jack 
6ASJK-RG6

Bulkhead 
Connections 
Exiting Cabinet

NEMA SURFACE MOUNT OR BACK BOX
(for additional security, install wallplate in lockable NEMA Type 6 or IP67 Box)

DURAPORT Industrial Patch Cord 
D6723-xxE

Heavy Duty Industrial Ethernet Cable 
(C637, C545, etc.)

DURAPORT Industrial Wallplate 
D6710-1S1

ZONE C AT THE MACHINE

ZONE A 
In route to  
the factory

Zone C

Zone B

Zone A

I3 LEVITON.COM/NSLEVITON.COM/NS 
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DURAPORT INDUSTRIAL OUTLET KIT
•	 DURAPORT components assembled for added convenience

•	 Kit includes DURAPORT housing, cap, and stainless-steel wallplate

INDUSTRIAL IP67 CONNECTIVITY | DURAPORT™

DURAPORT INDUSTRIAL JACK HOUSING
•	 Twist-lock mating allows for easy installation  

and provides a robust seal

•	 Compatible with all QUICKPORT™ Jacks and Couplers

•	 Captive cap with retainer protects and seals unused ports

•	 Patch cords and QUICKPORT Jacks are sold separately

DURAPORT INDUSTRIAL 
STAINLESS-STEEL WALLPLATE
• 	 Patented overmolded gasket on wallplates 

provides a watertight fit

•	 Safeguards network in severe conditions and resists 
moisture, dust, corrosion, acids, oils, and vibration

•	 Compatible with standard NEMA boxes

•	 Compatible with Leviton heavy duty Weatherproof Boxes, 
available in single-gang (1GM53, 1GM73) and two-gang 
(2GM53, 2GM55, 2GM73, 2GM75) configurations

DURAPORT INDUSTRIAL PATCH CORDS
•	 Available in UTP Cat 6 and S/FUTP Cat 6A constructions 

with CMX outdoor rated jacket

 •	 Provide robust protection from sunlight, moisture, 
abrasion, and oil exposure

 
IP67-RATED INGRESS PROTECTION
•	 IP ratings are based on International Standard IEC 60529

•	 All DURAPORT products are IP67 rated as highlighted in 
the charts below

A

PROTECTION AGAINST SOLID OBJECTS

0 None

1 Solid objects larger than 50 mm

2 Solid objects larger than 12.5 mm

3 Solid objects larger than 2.5 mm

4 Solid objects larger than 1.0 mm

5 Dust

6 Dust tight

PROTECTION AGAINST WATER

0 None

1 Vertically falling water drops

2 Vertically falling water drops 
(up to 15° angle)

3 Spraying water 

4 Splashing water

5 Water jets

6 Powerful water jets

7 Temporary immersion in water

8 Continuous immersion in water

DURAPORT INDUSTRIAL JACK HOUSINGS
DESCRIPTION PART NO.
[A] Housing with Cap (jack sold separately) D6700-00E

Replacement Cap (housing not included) D6701-00E

DURAPORT INDUSTRIAL STAINLESS-STEEL WALLPLATES

DESCRIPTION 1-PORT 
SINGLE GANG

2-PORT 
SINGLE GANG

2-PORT 
DUAL GANG

4-PORT 
DUAL GANG

Industrial Wallplate, stainless steel, 1-port, single-gang [B] D6710-1S1 D6710-1S2 [C] D6710-2S2 D6710-2S4

DURAPORT INDUSTRIAL PATCH CORDS, CAT 6

[D] DURAPORT Plug to DURAPORT Plug, black D6720-xxE

[E] DURAPORT Plug to RJ-45 Plug, black D6721-xxE

DURAPORT INDUSTRIAL PATCH CORDS, CAT 6A SHIELDED*

DURAPORT Plug to DURAPORT Plug D6722-xxE

DURAPORT Plug to RJ-45 Plug D6723-xxE

DURAPORT INDUSTRIAL OUTLET KITS

DESCRIPTION 1-PORT 
SINGLE GANG

2-PORT 
SINGLE GANG

2-PORT 
DUAL GANG

4-PORT 
DUAL GANG

Industrial Outlet Kit, stainless steel D670K-1S1 [F] D670K-1S2 D670K-2S2 D670K-2S4

xx = Length in ft. 03, 05, 07, 10, 15, 20, 50 
* = Cat 6A also available in 35 ft. Length: 35

FB, C ED
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ZONE A CABLES: CAT 6A, CAT 6 & CAT 5E
•	 600 V AWM design for best electrical performance near machines and panels

•	 Easily transition from indoor to outdoor environments with CMR and CMX outdoor listing 

•	 Sunlight Resistance II (720 hours) and Oil Resistance I [140 °F (60 °C)]

•	 Weld spatter resistance, abrasion resistance up to 75 cycles and pull tension up to 40 lbs.

•	 Complies with Low Voltage EU Directive 2014/35/EU, CE approved, RoHS EU Directive  
2011/65/EU, PoE 802.3bt (Type 1, 2, 3, and 4), ANSI/TIA-568.2-D, ISO/IEC 11801, UL 444

•	 A750 and A920 Cat 6A cables include isolation wrap for UTP termination

AVAILABLE ZONE 
A FIBER CABLES: 
See Section B for product 
details and ordering information.

Tight-Buffer Premises 
Distribution I/O

Tight Buffer Heavy 
Duty Breakout

Loose Tube (Dry-Gel) 
ADVENTUM™

Loose Tube (Gel Filled)  
Outside Plant All 
Dielectric

Loose Tube Outside 
(Gel Filled) Plant

         

INDUSTRIAL COPPER CABLES | Zone A > Cat 6A, 6 & 5e

CA B
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ZONE A CABLES

DESCRIPTION

PHYSICAL 
CHARACTERISTICS PERFORMANCE RATING

PART NO
# 
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CAT 6A REELS

[A] A750 4 23 U/UTP PVC 0.313" 
(7.95 mm) Solid

CMR
CMX 

Outdoor
I II 600 V 

AWM
-40 to +176 °F 
(-40 to +80 °C) Yes 40 lbf 

(178 N)
ODVA 

EtherNet/IP™
11099213 (Teal)

11101957 (Black)

A920 4 23 U/UTP PVC 0.315" 
(8.00 mm) Solid

CMR 
CMX 

Outdoor
I II 300 V -40 to +167 °F 

(-40 to +75 °C) No 40 lbf 
(178 N)

ODVA  
EtherNet/IP 11102422 (Teal)

CAT 6 REELS

A689 4 23 U/UTP PVC 0.265" 
(6.73 mm) Solid

CMR 
CMX 

Outdoor
I II 600 V 

AWM
-40 to +176 °F 
(-40 to +80 °C) Yes 40 lbf 

(178 N)
ODVA  

EtherNet/IP
11099212 (Teal) 
11101956 (Black)

[B] A922 4 23 U/UTP PVC 0.265" 
(6.73 mm) Solid

CMR 
CMX 

Outdoor
I II 300 V -40 to +167 °F 

(-40 to +75 °C) No 40 lbf 
(178 N)

ODVA  
EtherNet/IP 11102424 (Teal)

CAT 5E REELS

[C] A753 4 24 U/UTP PVC 0.238" 
(6.05 mm) Solid

CMR 
CMX 

Outdoor
I II 600 V 

AWM
-40 to +176 °F 
(-40 to +80 °C) Yes 40 lbf 

(178 N)
ODVA  

EtherNet/IP
11099216 (Teal)

11101955 (Black)

A774 4 24 U/UTP TPE 0.240" 
(6.10 mm) Solid

CM 
CMX 

Outdoor
II II 600 V 

AWM
-40 to +176 °F 
(-40 to +80 °C) Yes 40 lbf 

(178 N)
ODVA  

EtherNet/IP
11100402 (Teal)

11101964 (Black)

A921 4 24 U/UTP PVC 0.240" 
(6.10 mm) Solid

CMR 
CMX 

Outdoor
I II 300 V -40 to +176 °F 

(-40 to +80 °C) No 40 lbf 
(178 N)

ODVA  
EtherNet/IP 11102423 (Teal)

* = I (60 ˚C), II (75 ˚C) 
^ = I (300 hrs), II (720 hrs) 
† = Any tension above 25 lbf (110 N) requires a > 3 in (7.6 cm) bend radius.

INDUSTRIAL COPPER CABLES | Zone A > Cat 6A, 6 & 5e

See Section B for fiber 
cable details and ordering 
information

PHYSICAL 
CHARACTERISTICS
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Premises Distribution I/O Tight Buffer PVC 144

Riser, 
Plenum

Indoor/Outdoor

Harsh Environment 
Only

Yes Yes Yes

-40 to 
+167 °F 
(-40 to 
+75 °C)

Heavy Duty Breakout Tight Buffer 
(Breakout Style) PVC/PVDF 48(R) 

36(P)
Indoor/Outdoor 

Optional Optional Optional Optional

ADVENTUM™ Loose Tube 
(DryGel)

PVC/PVDF/
LSZH

432

Indoor/Outdoor

Yes Yes Yes

Outside Plant All Dielectric Loose Tube  
(Gel Filled) MDPE No Outdoor No

* = I (60 ˚C), II (75 ˚C)

All cables are suitable for tray installation. Fiber cables are available with ARMOR-TEK™ Aluminum for superior crush and rodent resistance.  
Direct Bury with corrugated steel available on ADVENTUM and Outside Plant All Dielectric.
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INDUSTRIAL COPPER CABLES | Zone B > Cat 6A, 6 & 5e

ZONE B CABLES: CAT 6A & CAT 6
•	 Superior performance with foil shielding

•	 600 V AWM design for best electrical performance near machines and panels 

•	 Sunlight Resistance II (720 hours) and Oil Resistance I [140 °F (60 °C)]

•	 Weld spatter resistance, abrasion resistance up to 75 cycles and pull tension up to 40 lbs. 

•	 Transitions well from indoor to outdoor environments with CMR and CMX outdoor listing 

•	 Suitable for basket tray installations 

•	 Complies with Low Voltage EU Directive 2014/35/EU, CE approved, RoHS EU Directive 2011/65/EU, PoE IEEE 802.3 
(Type 1, 2, 3, and 4), ANSI/TIA-568.2-D , ISO/IEC 11801-1, and UL 444

FA B C

ZONE B CABLES: CAT 5E SOLID TINNED
•	 Fully compliant with Category 5e requirements 

•	 600 V AWM design for best electrical performance near 
machines and panels 

•	 Oil Resistance II [167 °F (75 °C)] and Sunlight Resistance II 
(720 hours) 

•	 Rugged industrial design with weld spatter resistance 
and pull tension up to 40 lbs. 

•	 Suitable for basket tray installations 

•	 Complies with Low Voltage EU Directive 2014/35/EU, 
CE approved, RoHS EU Directive 2011/65/EU, PoE 802.3 
(Type 1, 2, 3, and 4), ANSI/TIA-568.2-D, ISO/IEC 11801-1, 
UL 444

ZONE B CABLES: CAT 5E STRANDED 
•	 Fully compliant with Category 5e requirements

•	 600 V AWM design for best electrical performance near 
machines and panels

•	 Oil Resistance I (60˚C) and Sunlight Resistance I (300 hours) 

•	 Installation pull tension up to 40 lbs. 

•	 Transitions wells from indoor to outdoor (damp location) 
environments with CMR and CMX outdoor listing 

•	 Suitable for basket tray installations 

•	 Complies with Low Voltage EU Directive 2014/35/EU, 
CE approved, RoHS EU Directive 2011/65/EU, PoE 802.3 
(Type 1, 2, 3, and 4), ANSI/TIA-568.2-D, ISO/IEC 11801-1, 
UL 444
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INDUSTRIAL COPPER CABLES | Zone B > Cat 6A, 6 & 5e

ZONE B CABLES

DESCRIPTION

PHYSICAL 
CHARACTERISTICS PERFORMANCE RATING
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CAT 6A REELS

[A] B751 4 23 F/UTP PVC 0.315" 
(8.00 mm) Solid

CMR 
CMX 

Outdoor
I I I 600 V 

AWM
-40 to +176 °F 
(-40 to +80 °C) Yes 40 lbf 

(178 N)
ODVA 

EtherNet/IP™
11099214 (Teal) 
11101959 (Black)

B919 4 23 F/UTP PVC 0.315" 
(8.00 mm) Solid

CMR 
CMX 

Outdoor
I I I 300V -40 to +167 °F 

(-40 to +75 °C) No 40 lbf 
(178 N)

ODVA 
EtherNet/IP 11102372 (Teal)

CAT 6 REELS

[B] B752 4 23 F/UTP PVC 0.315" 
(8.00 mm) Solid

CMR 
CMX 

Outdoor
I I I 600 V 

AWM
-40 to +176 °F 
(-40 to +80 °C) Yes 40 lbf 

(178 N)
ODVA 

EtherNet/IP
11099215 (Teal)

11101514 (Black)

B840‡ 4 22 F/UTP PVC 0.368" 
(9.35 mm) Solid

CMR 
CMX 

Outdoor
I I I 600 V 

AWM
-40 to +176 °F 
(-40 to +80 °C) Yes 40 lbf 

(178 N) —
11101314 (Teal)

11104013 (Black)

B917 4 23 F/UTP PVC 0.315" 
(8.00 mm) Solid

CMR 
CMX 

Outdoor
I I I 300 V -40 to +167 °F 

(-40 to +75 °C) No 40 lbf 
(178 N)

ODVA 
EtherNet/IP 11102363 (Teal)

CAT 5E SOLID TINNED REELS

B535 2 24 U/UTP TPE 0.240" 
(6.10 mm) Solid

CM 
CMX 

Outdoor
I I I I 600 V 

AWM
-40 to +176 °F 
(-40 to +80 °C) Yes 40 lbf 

(178 N)
ODVA 

EtherNet/IP
11099201 (Teal)

11101914 (Black)

B536 2 24 SF/UTP TPE 0.270" 
(6.86 mm) Solid

CM 
CMX 

Outdoor
I I I I 600 V 

AWM
-40 to +176 °F 
(-40 to +80 °C) Yes 40 lbf 

(178 N)
ODVA 

EtherNet/IP
11082682 (Teal)

11102350 (Black)

[C] B537 4 24 SF/UTP TPE 0.290"  
(7.37 mm) Solid

CMR 
CMX 

Outdoor
I I I I 600 V 

AWM
-40 to +176 °F 
(-40 to +80 °C) Yes 40 lbf 

(178 N)
ODVA 

EtherNet/IP
11099216 (Teal)

11101955 (Black)

[D] B789‡ 2 22 SF/UTP TPE 0.305" 
(7.75 mm) Solid

CMR 
CMX 

Outdoor
I I I I 600 V 

AWM
-40 to +176 °F 
(-40 to +80 °C) Yes 40 lbf 

(178 N)
PROFINET 

Type A 11100373 (Green)

CAT 5E STRANDED REELS

[E] B540 4 24 U/UTP PVC 0.260" 
(6.60 mm) Stranded

CMR 
CMX 

Outdoor
I I 600 V 

AWM
-40 to +176 °F 
(-40 to +80 °C) No 40 lbf 

(178 N)
ODVA 

EtherNet/IP
11099205 (Teal)

11102379 (Black)

[F] B585 2 24 U/UTP PVC 0.240" 
(6.10 mm) Stranded

CMR 
CMX 

Outdoor
I I 600 V 

AWM
-40 to +176 °F 
(-40 to +80 °C) No 40 lbf 

(178 N)
ODVA 

EtherNet/IP
11099209 (Teal) 
11102378 (Black)

B587 2 24 SF/UTP PVC 0.250" 
(6.35 mm) Stranded

CMR 
CMX 

Outdoor
I I 600 V 

AWM
-40 to +176 °F 
(-40 to +80 °C) No 40 lbf 

(178 N)
ODVA 

EtherNet/IP
11099203 (Teal)

11102377 (Black)

B907 4 24 SF/UTP PVC 0.300" 
(7.62 mm) Stranded

CMR 
CMX 

Outdoor
I I 600 V 

AWM
-40 to +176 °F 
(-40 to +80 °C) No 40 lbf 

(178 N)
ODVA 

EtherNet/IP 11102143 (Teal)

* = I (60 ˚C), II (75 ˚C) 
^ = I (300 hrs), II (720 hrs) 
† = Any tension above 25 lbf (110 N) requires a > 3 in (7.6 cm) bend radius. 
‡ = Tray Rating: B840 is PLTC rated; B789 is PLTC/ITC rated.
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INDUSTRIAL COPPER CABLES | Zone C > Cat 6A & 5e

ZONE C CABLES: CAT 6A 
•	 Fully compliant to Category 6A requirements and 10 Gigabit Ethernet 

•	 Small diameter with 26 AWG conductor option for optimal connectivity 

•	 Superior protection against electromagnetic noise with foil and braid shielding, Transfer 
Impedance Grade 2 and Coupling Attenuation Type I 

•	 600 V AWM design for best electrical performance near machines and panels 

•	 35 million flex cycles for continuous motion and robotic applications with durable TPE jacket 
and stranded conductors 

•	 Oil Resistance II [167 °F (75 °C)] and Sunlight Resistance II (720 hours) 

•	 Rugged industrial design with high abrasion resistance, weld spatter resistance, 
and pull tension up to 40 lbs.

•	 Transitions well from indoor to outdoor (damp location) environments with CMR and CMX 
outdoor listing 

•	 Suitable for basket tray installations 

•	 Complies with Low Voltage EU Directive 2014/35/EU, CE approved, RoHS EU Directive 2011/65/EU, 
PoE 802.3 (Type 1, 2, 3, and 4), ANSI/TIA-568.2-D, ISO/IEC 11801-1, UL 444

ZONE C CABLES: CAT 5E
•	 600 V AWM design for best electrical performance near machines and panels

•	 35 million flex cycles for continuous motion and robotic applications with durable TPE jacket and stranded conductors 

•	 Oil Resistance II [167 °F (75 °C)] and Sunlight Resistance II (720 hours) 

•	 Rugged industrial design with high abrasion resistance, weld spatter resistance, and pull tension up to 40 lbs. 

•	 Suitable for cable tray installations 

•	 Complies with Low Voltage EU Directive 2014/35/EU, CE approved, RoHS EU Directive 2011/65/EU, PoE 802.3 
(Type 1, 2, 3, and 4), ANSI/TIA-568.2-D, ISO/IEC 11801-1, UL 444

•	 SF/UTP options available in 2-pair and 4-pair, provide superior protection against electromagnetic noise with foil  
and braid shielding, Transfer Impedance Grade 2 and Coupling Attenuation Type II

AVAILABLE ZONE 
A FIBER CABLES: 
See Section B for product 
details and ordering information.

Tight-Buffer Premises 
Distribution Harsh 
Environment

Loose Tube (Dry-Gel)  
ADVENTUM™ Harsh 
Environment
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INDUSTRIAL COPPER CABLES | Zone C > Cat 6A & 5e

ZONE C CABLES

DESCRIPTION

PHYSICAL 
CHARACTERISTICS PERFORMANCE RATING
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# 

of
 P

ai
rs

AW
G

Sh
ie

ld
in

g

Ja
ck

et
 M

at
er

ia
l

N
om

in
al

 
Di

am
et

er

Co
nd

uc
to

r

Fl
am

e 
Ra

tin
g

Oi
l R

es
is

ta
nc

e*

UV
/S

un
lig

ht
 

Re
si

st
an

ce
^

Vo
lta

ge
 R

at
in

g

Op
er

at
in

g 
Te

m
pe

ra
tu

re

W
el

d 
Sp

at
te

r 
Re

si
st

an
t

Co
nt

in
uo

us
 H

ig
h 

Fle
x 

Lif
e 

(T
ra

ilin
g 

Ch
ain

 Te
st

)

Ab
ra

si
on

 
Re

si
st

an
ce

Pu
ll 

Te
ns

io
n 

†

Au
to

m
at

io
n 

Pr
ot

oc
ol

 
Co

m
pl

ia
nc

e

CAT 6A STRANDED REELS

[A] C545 4 24 SF/UTP TPE 0.322" 
(8.18 mm) Stranded

CMR
CMX 

Outdoor
I I I I 600 V

AWM
-40 to +176 °F  
(-40 to +80 °C) Yes 35 

million

75 
cycles/
1.5 lb

40 lbf 
(178 N)

ODVA 
EtherNet/IP™ 

CC-Link IE

11099210 (Teal)

11100618 (Black) 

11100620 (Blue)

11100619 (Gray)

[B] C637 4 26 SF/UTP TPE 0.290" 
(7.37 mm) Stranded

CMR
CMX 

Outdoor
I I I I 600 V

AWM
-40 to +176 °F 
(-40 to +80 °C) Yes 35 

million

75 
cycles/
1.5 lb

40 lbf 
(178 N)

ODVA 
EtherNet/IP 

CC-Link IE

11099211 (Teal)

11101963 (Black)

CAT 5E STRANDED REELS

[C] C538 2 24 U/UTP TPE 0.240" 
(6.10 mm) Stranded

CM 
CMX 

Outdoor
I I I I 600 V

AWM
-40 to +176 °F 
(-40 to +80 °C) Yes 35 

million

75 
cycles/
1.5 lb

40 lbf 
(178 N)

ODVA 
EtherNet/IP 

CC-Link IE

11099206 (Teal)

11102381 (Black)

[D] C539 4 24 U/UTP TPE 0.250" 
(6.35 mm) Stranded

CM 
CMX 

Outdoor
I I I I 600 V

AWM
-40 to +176 °F 
(-40 to +80 °C) Yes 35 

million

75 
cycles/
1.5 lb

40 lbf 
(178 N)

ODVA 
EtherNet/IP 

CC-Link IE

11099204 (Teal)

11101962 (Black)

[E] C541 2 24 SF/UTP TPE 0.260" 
(6.60 mm) Stranded

CM 
CMX 

Outdoor
I I I I 600 V 

AWM
-40 to +176 °F 
(-40 to +80 °C) Yes 35 

million

75 
cycles/
1.5 lb

40 lbf 
(178 N)

ODVA 
EtherNet/IP 

CC-Link IE

11099202 (Teal)

11102380 (Black)

C542 4 24 SF/UTP TPE 0.300" 
(7.62 mm) Stranded

CMR 
CMX 

Outdoor
I I I I 600 V

AWM
-40 to +176 °F 
(-40 to +80 °C) Yes 35 

million

75 
cycles/
1.5 lb

40 lbf 
(178 N)

ODVA 
EtherNet/IP 

CC-Link IE

11099188 (Teal)

11101961 (Black)

11100607 (Red)

[F] C547‡ 2 22 SF/UTP TPE 0.310" 
(7.87 mm) Stranded

CM 
CMX 

Outdoor
I I I I 600 V

AWM
-40 to +176 °F 
(-40 to +80 °C) Yes 35 

million

75 
cycles/
1.5 lb

40 lbf 
(178 N)

PROFINET 
Type B and C 11099189 (Green)

[G] C826‡ 2 22 SF/UTP TPE 0.310" 
(7.87 mm) Stranded

CM 
CMX 

Outdoor
I I I I 600 V

AWM
-40 to +176 °F 
(-40 to +80 °C) Yes 35 

million

75 
cycles/
1.5 lb

40 lbf 
(178 N) —

11100342 (Teal)

11102382 (Black)

C851‡ 2 22 SF/UTP TPE 0.310" 
(7.87 mm) Stranded

CM 
CMX 

Outdoor
I I I I 600 V

AWM
-40 to +176 °F 
(-40 to +80 °C) Yes 35 

million

75 
cycles/
1.5 lb

40 lbf 
(178 N)

ODVA 
EtherNet/IP 

CC-Link IE
11100661 (Teal)

* = I (60 ˚C), II (75 ˚C) 
^ = I (300 hrs), II (720 hrs) 
† = Any tension above 25 lbf (110 N) requires a > 3 in (7.6 cm) bend radius. 
‡ = Tray Rating: C547 and C826 are PLTC/ITC; C851 is PLTC.

See Section B for fiber cable 
details and ordering information

PHYSICAL CHARACTERISTICS PERFORMANCE RATING
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Premises Distribution  
Harsh Environment

Tight Buffer PVDF 144 Plenum Indoor/Outdoor Yes Yes Yes Yes
-40 to +167 

°F (-40 to 
+75 °C)

ADVENTUM™ Harsh  
Environment

Loose Tube 
(DryGel) PVDF 432 Plenum Indoor/Outdoor Yes Yes Yes Yes

-40 to +167 
°F (-40 to 
+75 °C)
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ZONE C FIBER CABLE SELECTOR GUIDE



Cable and pre-terminated cable assemblies numbers:

•	 Pre-Terminated Copper Trunks: A25-A26

•	 Copper Cable: A27-A34

INDEX | Part Number Index

PART NO. PAGE PART NO. PAGE PART NO. PAGE PART NO. PAGE

1110222 B48

11101879 B48

00688-00* E10

00689-00* E10

00690-00* E10

00PJ7-*** C14

00PJ8-*** C14

05249-CAP C16

0PJ26-00* C11

0PJ82-*** C14

1110188* B48

32LSM1-41C B4

32LSM2-21C B4

38LSM1-41C B4

40066-*** A13

40067-0BC A13

40089-00D A7, A13 

40144-*** C10

40159-*** C10

40201-00I C16

40214-00* C15

40223-00S C15

40226-00S C15

40238-00W C15

40244-00* C15

40249-00* C15

40253-00* C15

40257-00W C15

40258-00W C15

40259-00* C15

40278-*** C16

40539-*** C15

40649-*** C10

40659-*** C10

40681-*** C10

40682-*** C10

40734-*** E8

40735-*** E9

40830-*** E9

40831-*** E9

40832-*** E8

40833-*** E8

40834-*** E8

40835-*** E8

40837-*** E8

40839-*** E8

40952-2PW E10

40985-*** E9

40989-ACT A29

40989-ACT G14

41030-SMJ C13

41054-IDD C16

41070-2WS C8

41075-DBE C9, E8

41075-DBW C9, E8

41080-*** A30, C6-
C8

41081-*** C8

41084-*** B47, E8-
E9

41085-*** B47

41086-*** B47

41087-*** C14

41089-*** C3

4108W-*** C7

41091-*** C8

41106-R*6 A5

41108-*** A5

41290-*** C17

41291-*** C17-C18

41292-*** C17-C18

41293-*** C18

41294-*** C18

41295-*** C17-C18

41296-*** C17

41297-*** C17-C18

41638-*** C10

41641-*** C9

41642-*** C9

41643-*** C9

41644-*** C9

41646-*** C9

41647-*** E8

41649-*** C17

41650-*** C16

41652-*** C16

41658-*** C10

41880-*** A12

41900-*** E7

41910-*** E4-E5

41920-*** E3-E6

41A10-HCM A12

41AB2-*** A11

41AB6-*** A11

41D1R-HCM A12

41D6A-1F4 A11

41DBR-*** A11

41DR6-*** A11

41DW1-*** A11

41NB2-1F5 A11

42070-3WS C8

42080-*** C6-C8

42081-*** C7-C8

42089-*** C3

42090-**S C6

42777-*** C3

42GSM1-41C B4

42GSM2-21C B4

42LSM1-41C B4

42LSM2-21C B4

43080-*** A30, C7

43081-*** C7

43105-*** D10, G14

43108-*** D10

43112-*** D10

43115-*** D10

4625A-*** C16

47600-QPB G9

47603-*** G11-G12

47604-*** G7

47605-*** G6-G8

47606-*** G11

47609-*** G12

47611-*** G12

47612-*** G6, G9-
G10

47613-EZ* A5, G14

47615-NYL G14

47615-PTT A29

47617-*** E10

47689-00B G12

47689-0QP A7

47689-0QP A7

47690-*** G13

47693-*** G13

476TL-T12 G11

476TM-*** G11

47FTH-*** G7

48900-*** D10

48GSM1-41C B4

48LSM1-41C B4

49005-*** D8

49006-*** D8

49012-*** A10

49013-P** A10

•	 Pre-Terminated Fiber Cable Assemblies: B23-B30

•	 Fiber Cable: B31-B42

•	 Air Blown Fiber Systems B43-B48
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INDEX | Part Number Index

PART NO. PAGE PART NO. PAGE PART NO. PAGE PART NO. PAGE

49014-*** A10

49018-*** A10

49104-*** A12

49105-IDC A12

491RU-*** D5

49222-*** C13

49223-BA* C4

49223-CB* C4

49225-24E D12

49251-*** D9

49252-PCM D7

49253-*** D7

49254-*** D7-D8

49255-*** A7

49256-*** A8

49257-*** A30, A44

49258-TWB D8

49260-*** D9

49262-HR1 D9

49265-*** D5

49280-*** A8

492RU-*** D5

49355-*** A7

4940L-*** D5

49455-*** A7

49553-*** A29, G14

49605-*** G4, G8, 
G10

49660-00P A29, G14

49800-*** B45, 
B48-B49, 
B52

4980L-*** D5

49886-*** A29, 
B45, B47, 
B50-B52

49887-*** B48

49910-*** C13

49990-*** B47

49991-*** B45-B46

499LC-*** B45

499SC-*** B45

499ST-*** B45

4M089-1*M C17

4S089-*** C3

4S115-75E D10

4S255-*** A7

4S256-*** A8

51084-*** A30

54DCL-M** B31

54DLC-M** B31

54PLC-KIT B32

54PLC-M03 B32

54PSC-KIT B32

54PSC-M03 B32

5500-*** F3

5505-190 F3

59265-5DC D5

5D460-*** A19

5ESJK-*** A3

5F100-*** B12, G9

5FUHD-*** B5

5G108-*** A4

5G110-*** A4

5G270-*** A9

5G460-*** A19

5G596-*** A9

5G597-*** A9

5L000-KAL B16

5L000-L0K G4, G6

5LDCL-*** B31

5LDLC-*** B31

5LDSC-*** B31

5LPLC-KIT B32

5LPLC-M03 B32

5LPSC-KIT B32

5LPSC-M03 B32

5LPST-KIT B32

5LPST-M03 B32

5R100-14R B16

5R1RU-023 B16

5R1UD-S** B3

5R1UE-OPX B9

5R1UH-x03 B8

5R1UL-F03 B9

5R1UM-*03 B8

5R1UR-TRY B16

5R1UX-CMT B3, 
B16-B17

5R2UD-S** B3

5R2UH-x06 B8

5R2UL-F06 B9

5R2UM-*06 B8

5R2UR-TRY B16

5R2UX-CMT B3, 
B16-B17

5R3UD-*** B3

5R3UE-OPX B9

5R3UL-F12 B9

5R3UM-*** B8

5R4UD-S** B3

5R4UH-x12 B8

5R4UM-F** B8

5RBSH-*UN B3

5RCMP-KIT B3, 
B16-B17

5RCMP-KT2 B3, 
B16-B17

5RCMR-KIT B3, 
B16-B17

5RCMT-VFG B3, 
B16-B17, 
D9

5REAR-023 B3

5T000-00T B14

5WLRG-12C B10

5WMED-04C B10

5WMNB-ACC B16

5WMNT-01C B10

5WSML-02C B10

61110-*** A4

61SJK-*** A3

61UJK-*** A3

62DCL-*** B31

62DCT-*** B31

62DLC-*** B31

62DSC-*** B31

62DST-*** B31

62PLC-KIT B32

62PLC-M03 B32

62PSC-KIT B32

62PSC-M03 B32

62PST-KIT B32

62PST-M03 B32

69104-IDC A11

6910G-*** A9

69270-*** A9

69585-IDL A30

69586-*** A9

69587-*** A9

6A586-U** A9

6A587-*** A9

6APLG-S6A A5

6AS10-*** A15

6ASJK-*** A3

6ASP0-*** A16

6AUJK-*** A3

6D460-*** A18

6D560-*** A18

6H460-*** A17, G9

6H4P0-*** A17

78003-000 C14

78004-000 C14

78014-000 C14

78016-000 C14

78025-000 C14

80401-*** C11

80409-*** C11

80414-*** C9

80503-*** C14

80504-*** C14

80516-*** C14

80601-*** C11

80609-*** C11

80703-*** C14

80704-*** C14
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80716-*** C14

80781-*** C15

80782-*** C15

8100**** H3, H5

81SJK-R*8 A3

81Z10-S** A14

84003-040 C14

84004-040 C14

84014-040 C14

84016-040 C14

84025-040 C14

84401-040 C11

84409-040 C11

85003-000 C14

85004-000 C14

85014-000 C14

85016-000 C14

85025-000 C14

86003-000 C14

86004-000 C14

86014-000 C14

86016-000 C14

86025-000 C14

87003-000 C14

87014-000 C14

87016-000 C14

87025-000 C14

88003-000 C14

88004-000 C14

88014-000 C14

88016-000 C14

88025-000 C14

89265-*** D3

8940L-SRC D3

8980L-*** D3

AB100-00* A5

AB200-00* A5

AB300-00* A5

APL12-*** B21

APLW6-*** B21

APLW8-*** B21

APPLC-S03 B32

APPSC-S03 B32

APSSC-*** B32

AXSJK-*** A3

AXSJK-B*M A3

AXUJK-BWM A3

AXUJK-BWM A3

C0224-000 C4

C0224-0CP C4

D6700-00E I4

D6701-00E I4

D670K-*** I4

D6710-*** I4

D6720-*** I4

D6721-*** I4

D6722-*** I4

D6723-*** I4

DNRAL-ACC B16

DP03U-STD B19

DP04U-STD B19

DP06U-STD B19

DPC12-066 B19

DPC6U-033 B19

DPC8U-STD B19

DPCMP-UNV B22

DPGRD-KIT B16, B22

DPLOK-KIT B22

DPS3U-STD B19

DPS4U-STD B19

DPS6U-STD B19

E2X**-*** A6, B3, 
B17-B18, 
D8

F3168-*** B7

FM-*012CSAC0+ B13

FM-*024CSAC0+ B13

FSSRB-P40 B22

FSSSD-040 B22

FSSSD-060 B22

FSSSL-040 B22

FSSSL-060 B22

FTH00-00W G7

H6A10-*** A15

H6AP0-*** A15

HDX1A-144 B3

HDX1F-144 B3

HDX1U-A96 B3

HDX1U-F96 B3

HDXAD-ACC B16

ICONS-IC* A3

N3500-STD B20

N502H-STD B20

N5300-STD B20

P102*-*** F4

P104*-*** F4

PCCLP-*** A16

PJ262-*** C11

PLC**-003 B13

RE640-*** C12

REA00-*** C12

REWM1-STS C12

REWM2-STS C12

REWP1-*** C12

REWP2-*** C12

REWP3-*** C12

REWP4-*** C12

SBCPI-00S A16

SBCPI-18* A16

SPLCH-*** B5

SPLCS-*** B14

SPLMT-HKT B14

SPMPH-*** B5

SPMPS-*** B14

SPSCS-*** B14

SRJET-00* A20

SRJET-00† A20

SRJHS-00† A20

SRJPL-00W A20

T47HS-P06 B14

T5261-0CH E10

T5361-0CH E10

T5632-00W E10

T5633-00W E10

T5635-00W E10

T5LHS-B12 B22

T5LHS-P06 B22

T5PLS-12F B14

T5PLS-24F B7, B14

T6XRB-40Q B14, B22

U2LSM1-41C B4

U2LSM1-41C B4

U2LSM2-21C B4

U8LSM1-41C B4

UPDCL-*** B32

UPDCT-*** B32

UPDLC-*** B32

UPDSC-*** B32

UPDST-*** B32

UPPLC-KIT B32

UPPLC-S03 B32

UPPSC-KIT B32

UPPSC-S03 B32

UPPST-KIT B32

UPPST-S03 B32

Z1000-*** D11
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USA — NETWORK SOLUTIONS HEADQUARTERS
2222 - 222nd Street S.E., Bothell, WA, 98021, USA 
+1 (800) 722 2082 | infoUSA@leviton.com | Leviton.com/NS

Customer Service  
+1 (800) 722 2082 
insidesales@leviton.com

International Customer Service    
+1 (800) 722 2082 (Option 1) 
intl@leviton.com

BERK-TEK™ Cable  
+1 (800) 237 5835 
infoUSA@leviton.com

Technical Support  
+1 (800) 722 2082
appeng@leviton.com

APAC
+85 (2) 3620 2602 | infoAPAC@leviton.com | Leviton.com/NS

Customer Service   
+1 (631) 812  6228   
infoASEAN@leviton.com

China   
+85 (2) 2774 9876   
infoChina@leviton.com

South Korea   
+82 (2) 3273 9963   
infoKorea@leviton.com

CANADA
+1 (800) 461 2002 | infoCanada@leviton.com | Leviton.com/NS

Customer Service  
+1 (514) 954 1840   
pcservice@leviton.com

Network Solutions products are available 

worldwide in over 100 countries. Visit us 

online at leviton.com/ns to learn more.

© Copyright Leviton Manufacturing Co., Inc.

Today’s networks must be fast and reliable, with the flexibility to handle ever-increasing data demands.  

Leviton can help expand your network possibilities and prepare you for the future. Our end-to-end  

cabling systems feature robust construction that reduces downtime, and performance that exceeds  

standards. We offer quick-ship make-to-order solutions from our US and UK factories. We even invent  

new products for customers when the product they need is not available. All of this adds up to the  

highest return on infrastructure investment.

EUROPE
Viewfield Industrial Estate, Glenrothes, KY6 2RS, UK 
+44 (0) 1592 772124 | infoEurope@leviton.com | Leviton.com/NS/EMEA

Customer Service  
+44 (0) 1592 772124  
customerserviceEU@leviton.com

Technical Support  
+44 (0) 1592 778494  
appeng.EU@leviton.com

Benelux 
+44 (0) 1592 772124  
infoBenelux@leviton.com

Central & Eastern Europe (CEE) 
+44 (0) 1592 772124  
infoCEE@leviton.com 

DACH 
+49 (0) 173 272 0128 
infoDACH@leviton.com

France 
+33 (0) 1709 87826
infoFrance@leviton.com

Italy 
+39 (02) 3534896 (Milan)
+39 (06) 68584613 (Rome) 
infoitaly@leviton.com

Nordics 
+46 (70) 9675033 
infoNordics@leviton.com

Portugal  
+351 (21) 421 4133
infoPortugal@leviton.com

Spain 
+34 (91) 490 59 19 
infoSpain@leviton.com

UK & Ireland
+44 (0) 1592 772124  
infoUK@leviton.com

LATAM
infoLATAM@leviton.com | Leviton.com/NS

Customer Service   
+52 (55) 2333 5963 
infoLATAM@leviton.com

Caribbean   
+1 (954) 593 1896   
infoCaribbean@leviton.com

Mexico   
+52 (55) 2128 6286 
lsamarketing@leviton.com

Colombia   
+57 (1) 743 6045   
infoColombia@leviton.com

MIDDLE EAST & AFRICA
Bay Square, Building 3, Office 205, Business Bay, Dubai, UAE  
+971 (4) 247 9800 | infoMEA@leviton.com | Leviton.com/NS

Customer Service  
+971 (4) 247 9800   
lmeinfo@leviton.com 8985 | B25
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© Copyright Leviton Manufacturing Co., Inc. 2025. 
All rights reserved. All unauthorized quotation and reproduction is forbidden except for brief examples used in reviews of this work by periodical publications where 
the source of information is credited to Leviton, or the reproduction of this material for the purpose of preparing specifications and/or bids in which Leviton products 
are indicated. To request permission, please contact the Leviton Network Solutions marketing department at +1 (425) 486 2222.

Information in this catalog is provided as a guide to product selection and is believed to be correct at time of publication. Because Leviton engages in a continuous 
program of product improvement, data is subject to change without notice.

Other trademarks used in this catalog are registered as follows:

Allsteel® is a registered trademark of Allsteel, Inc.

Amphenol® is a registered trademark of Amphenol Corporation.

Clipsal® is a registered trademark of Schneider Electric (Australia) Pty Ltd.

D’Gel® is a registered trademark of Illinois Tool Works.

Dolby®  is a registered trademark of Dolby Laboratories Licensing Corporation.

DTS-HD® is a registered trademark of DTS, Inc.

Ethernet/IP™ is a registered trademark of ODVA, Inc.

Ethospace® and Action Office® are registered trademarks of Herman Miller, Inc. 

EZ-RJ45® is a registered trademark of Platinum Tools.

FITEL® is a registered trademark of Furukawa Denki Kogyo Kabushiki Kaisha DBA 
The Furukawa Electric Co., Ltd. Corporation.

Haworth® is a registered trademark of Haworth, Inc.

HDBaseT™ is a registered trademark of the HDBaseT Alliance.

HDMI® is a registered trademark of HDMI Licensing, LLC.

JackRapid™ is a trademark of Fluke Networks.

Klein Tools® is a registered trademark of Klein Tools, Inc.

Knoll® is a registered trademark of Knoll, Inc.

LGX® is a registered trademark of OFS Fitel, LLC.

MTP® is a registered trademark of US Conec, Ltd.

NEC® is a registered trademark of the National Fire Protection Association, Inc.

Series 9000® and Avenir® are registered trademarks of Steelcase, Inc. 

speakON® is a registered trademark of Neutrik AG.

SYSTIMAX® and Uniprise® are registered trademarks of CommScope, Inc. 

Teknion® is a registered trademark of Teknion Corporation.

VELCRO® is a registered trademark of Velcro IP Holdings LLC. Used with permission.

Westinghouse® is a registered trademark of Westinghouse Electric Corporation.

Wi-Fi® is a registered trademark of the Wi-Fi Alliance.

All other trademarks, service marks, and logos used in this catalog  
are the property of their respective owners.

For Leviton warranty information, please visit leviton.com/ns/warranty.

ADVENTUM™  

ATLAS-X1™

ARMOR-TEK™ 

BERK-TEK™

CONE OF SILENCE™

Decora™

DURAPORT™

EXTREME™

FASTSPLICE™

FASTCAM™

FAST-CURE™

GIGAMAX™

GREENPACK™

LANMARK™

LIGHTSPACE™

OneReach™

OPT-X™

QUICKPACK™

QUICKPLATE™

QUICKPORT™

Renu™ TEKPAK™

SMARTPAK™ VERSI-DUCT™

STRUCTURED 
MEDIA™

The following are trademarks of Leviton Manufacturing Co., Inc. registered in the United States and other countries:




